Gewindebohrer

MERKMALE

44-teiliger
Gewindebohrer-,
Matrize- und
Bohrersatz

Gewindegrofien M3
bis M12

Bohrergrdf3en von
2,5 mm bis 10,2 mm

Gewindebohrer und
Matrizenvorrate im
Lieferumfang
enthalten

Ideal fir den Einsatz
mit Hand- oder
Elektrowerkzeugen

Gewindebohrer- und
Bohrersatz von RS Pro

Professionelle Produkte von RS bieten Ilhnen hochwertige Teile in
allen Produktkategorien. Unsere Produktpalette wurde von
Ingenieuren getestet und bietet eine vergleichbare Qualitat wie die
fuhrenden Marken, ohne einen Premium-Preis zu zahlen.
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Produktbeschreibung

Wir stellen vor: Der 44-teilige HSS-Gewindebohrer-, Matrize- und Bohrersatz unserer eigenen
Marke RS Pro, ein hochwertiger und professioneller Satz, der sich ideal fir eine Vielzahl von
Heimwerkeraufgaben eignet. Die Kombination aus Gewindebohrer und Bohrern ist perfekt zum
Erstellen von Lochern, Gewindeschneiden und Gewindeschneiden in einer Reihe von Materialien
bei Verwendung mit einer Hand oder einem Elektrowerkzeug wie einem Gewindebohrer oder einer

Bohrmaschine. Der 7-teilige Satz verfugt Uber eine HSS-Konstruktion (Hochgeschwindigkeitsstahl)
fur verbesserte Haltbarkeit und Korrosionsbestandigkeit.

Allgemeine

Typ Gewindebohrer
Anzahl der Teile 44

Bauwesen, Heimwerker, Sanitar, Werkstétten,
Anwendungen .

Renovierungen
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RS

STOCK| MANUFACTURE

HUMEER FART NO.

DESCRIPTION

CONTENT

6681113 T705

TPC HES LEFT HAND TAF SET

150 HES Taps as Follows:
b3, M4, M5 MG MBM10.M12, Left Hand, Metric Coarse, Second Tap
Package: Red Melal Box

H6E1118 Ta2

22PC HSS TAF SET

IS0 HES Taps as Follows, 3pcs per each size:
B3, M4, M5 MG MBEM10.M12; matric Coarse
Tpo Tap Wrench: Mo 112 (MEM12, 3M1671/27)
Fackage: Red Metal Box

GGA1125  [To322

J2PC HSS TAP AMD DIE 5ET

21pcs DIN352 HSS Taps &s Follows, 3pc each size :

MG, M, M5 MG RME M0 M12

Tpcs DIM 223 HSS Round Dies 25X 9%mm, without split as Follows:
B3, M4, MG MG MEMTOM12

1pe Tap Wrench: Mol 1/2

1pc Die Holder 25X9mm

ipc Screwdrivar

Package: Grey Metal Bos

GEH1136 T9323

32PC HSS TAP AND DIE 3ET

21pcs DIN352 HSS Taps &8 Follows, 3pc each slze :

B3, M4, M5 ME BB MTO M2

Tpcs DIM 223 HSS Found Dies 25X%mnmm, withoul split as Follows:
B3, M4, M5 MG MBMTOM12

Tpe Tap Wrench: Mol 112

T Die Halder 25X9mm

1pc Screwdrivar

Package: Grey Blow Mold Cagsa

BRETIZZ  [TH442

AAPC HES TAP AND DIE SET

21pos DINISZ HSS Taps as Follows, Jpo each size

M3, M4, MG WS M3 M0 W12

Tpes DIM 223 HSS Round Dies, without split as Follows:
M3, M, MG, WS ME. M 10, W12

Tpc HSS Drills:2.5,3.3, 4.2 5.0,6.8.85 10.2mm

2pes Tap Wrench: Mo, Ne.2

Spes Dia Holder: No.J1, Mo.2 Mo 3, Nod, No5

1pc Screw Pitch

1pc Screwdriver

Package: Grey Metal Box

GEE11Z9 T9540 54PC HSS TAP AND DIE SET 33pes DINGS2 HES Taps as Follows, 3pc each size
M3, M4, M5 MG M3 M10M12 M4, M16M18 M20
1pes DIMN 223 H5S Round Dies, without split a5 Follows:
M3, M4, b5 A M3 M10MAZ W14, M18 M 18, M20
2pcs Tap Wranch: No.1, Mo
fipcs Die Holder: Mo.1, Mo.2,No.3, No.4, Mo.5, No g
1pc Screw Pitch
1pe Screwdriver
Package: Grey Matal Box
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