“ IMPACT TOOLS 1~

K9501M SOCKETS METRIC

DIN 3129, ISO 2725

Drive: 17 DIN 3121-H 25 150 1174

Finish: Black finish

Materal: High performance alloy steel

To be used with machines. For maximum safety, use clamping springs

58 39 54

KSS01M-22 1844882 1 22 KSE0F-T s00
PIRANIC-DRVE™ KI501M-24 1802677 1 24 58 42 54 KSEOF-7 510
KSS01M-27 1802684 1 27 59 455 54 KSE0F-7 655

_T KIS0 1M-30 1802714 1 30 54 42 54 KSEO0F-T 650
l =" KIS01M-32 1802721 1 3z 54 52 54 KSE0F-T 690
KOS01M-33 1802738 1 33 52 530 54 KSEO0F-T 700

- - . KISD1M-34 1802745 1 34 52 540 54 KSE0F-7 700
KSSD1M-36 1802752 1 36 56 s7.0 54 KSEOF-7 765

KIS01M-33 1802769 1 &7 60.0 54 KSE0F-T &10

KSS01M-41 1802776 1 41 59 63.0 54 KSE0F-T as0

K9S0 1M-42 1802783 1 42 59 64.0 54 KSEO0F-T 28BS

KSSD1M-46 1802790 1 46 75 gas 54 KSE0F-7 1000

KSSD1M-50 1802806 1 50 81 74.0 54 KSEOF-7 1250

KIS01M-55 1802813 1 55 86 Ta5 54 KSE0F-T 1550

K9S0 1M-60 1802820 1 &0 90 86.0 54 KSE0F-T 1650

KOSD1M-GS 1802837 1 &5 94 205 54 KSE0F-7 2000

KSS01M-70 1802844 1 70 98 58.0 54 KSE0F-7 2150

KISD1M-TS 1802851 1 75 98 100.0 86 KSE0F-3 3350

KIS0 1M-E0 1802868 1 a0 99 105.0 86 KS60F-3 3750



