
WP401
Outdoor Multi-Connector
Box
Features & Benefits

Tough and durable housing
1 × 20mm cable knock out (mains into socket
strip)
Up to 5 x cable seal outlets (to appliances)
IP65 weatherproof rating
Keyhole slot for temporary locating and in situ
alignment

Technical Data

Operating Voltage 230V AC (Socket Strip)

Frequency 50Hz (Socket Strip)

Installation Type Surface

Earth Class Rating Class I (Socket Strip)

Operating Temperature -20°C to 40°C

Ingress Protection Rating IP65

Socket Outlet x4 UK Plug Sockets 13A (On Strip)

Mounting Hole Centres (mm) 199 (Top Set, 175 (Bottom Set)

Cable Entry(s) x5 Flex Cable Entries
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Weight (g) 1563

Height (mm) 335

Width (mm) 220

Depth (mm) 107

Body Construction Polycarbonate

Product Colour Grey

Accessories (Included) 4 Gang Socket Strip, Velcro pads

EAN Number 5012483009215

Guarantee Period 3 Years
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