
SCREWDRIVERS & NUTDRIVERS

Screwdrivers & Nutdrivers

Ratcheting Screwdrivers

Dual Material Screwdrivers
Solid Handle Screwdrivers
Cushion Grip Screwdrivers

Standard Ratcheting
Stubby Ratcheting

T-Handle Ratcheting
Ratcheting Nutdrivers

Insulated Screwdrivers
Nutdrivers
Insulated Nutdrivers
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DUAL MATERIAL
SCREWDRIVERS

Black Oxide Non-Slip Tip

Nut Bolster on 
selected sizes

Laser Etched Part 
Number and Size

“Speed Zone” for turning 
in lower torque applications

AVAILABLE IN:

• Phillips
• Slotted
• Torx®
• Pozidrive®

Tri-Lobe Ergonomic Handle 
to Obtain Optimal Balance 
of Strength and Comfort

Solid 100% Impact 
Resistant Acetate Handle

Innovative Dual Material 
Handle for Comfort and 
Performance

Tri-Lobe Ergonomic Handle 
to Obtain Optimal Balance 
of Strength and Comfort

Oil and Solvent Resistant

Black Oxide Non-Slip Tip

SOLID HANDLE
SCREWDRIVERS

“Speed Zone” for turning 
in lower torque applications
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MINI
SCREWDRIVERS

INSULATED
SCREWDRIVERS

AVAILABLE IN:

• Phillips
• Slotted
• Torx®

Innovative Dual Material 
Handle for Comfort and 
Performance

Black Oxide 
Non-Slip Tip

“Speed Zone” for turning 
in lower torque applications

Cap color indicates 
tip style

Black - Phillips
Red - Slotted
Grey - Torx®

RATCHETING
SCREWDRIVERS

Dual durometer ergonomic shape 
handle helps reduce fatigue and 
improve grip and high torque

Removable end cap 
allows convenient 
storage for up to 12 bits

Interchangeable shafts 
allow access to nearly 
any fastener

8° Reversible Ratcheting 
mechanism, Ratcheting or 
Non-ratcheting mode

AVAILABLE IN:

• Standard
• T-Handle
• Stubby

Rated to 1,000 Volts

Dual Material Grip for 
Comfort and Performance

Black Oxide 
Non-Slip Tip

Products are covered by one or more of the following patents:
     • US 7,137,320
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80066 - 20 Pc. Master Dual Material Screwdriver Set

Item No. Description

80012 1/4" x 1-1/2" Slotted Screwdriver

80018 3/16" x 6" Slotted Screwdriver

80013 1/4" x 4" Slotted Screwdriver

80014 1/4" x 6" Slotted Screwdriver

80023 5/16" x 6" Slotted Screwdriver

80022 3/8" x 8" Slotted Screwdriver

80000 #0 x 2-1/2" Phillips Screwdriver

80001 #1 x 3" Phillips Screwdriver

80004 #1 x 6" Phillips Screwdriver

80005 #2 x 1-1/2" Phillips Screwdriver

80007 #2 x 4" Phillips Screwdriver

80011 #3 x 6" Phillips Screwdriver

80034 1.5mm Mini Slotted Screwdriver

80035 2.0mm Mini Slotted Screwdriver

80036 2.5mm Mini Slotted Screwdriver

80031 #00 Mini Phillips Screwdriver

80032 #0 Mini Phillips Screwdriver

80033 #1 Mini Phillips Screwdriver

80025 T-15 Torx® Screwdriver

80026 T-20 Torx® Screwdriver

80051 - 12 Pc. Combination Dual Material   
             Screwdriver Set

Item No. Description

80012 1/4" x 1-1/2" Slotted Screwdriver

80018 3/16" x 6" Slotted Screwdriver

80013 1/4" x 4" Slotted Screwdriver

80014 1/4" x 6" Slotted Screwdriver

80023 5/16" x 6" Slotted Screwdriver

80022 3/8" x 8" Slotted Screwdriver

80000 #0 x 2-1/2" Phillips Screwdriver

80001 #1 x 3" Phillips Screwdriver

80004 #1 x 6" Phillips Screwdriver

80005 #2 x 1-1/2" Phillips Screwdriver

80007 #2 x 4" Phillips Screwdriver

80011 #3 x 6" Phillips Screwdriver

SE
TS
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80050 - 6 Pc. Combination Dual Material 
             Screwdriver Set

Item No. Description

80015 1/8" x 3" Slotted Screwdriver

80013 1/4" x 4" Slotted Screwdriver

80023 5/16" x 6" Slotted Screwdriver

80022 3/8" x 8" Slotted Screwdriver

80001 #1 x 3" Phillips Screwdriver

80007 #2 x 4" Phillips Screwdriver

80052 - 5 Pc. Phillips Dual Material 
             Screwdriver Set

Item No. Description

80000 #0 x 2-1/2" Phillips Screwdriver

80001 #1 x 3" Phillips Screwdriver

80007 #2 x 4" Phillips Screwdriver

80010 #2 x 8" Phillips Screwdriver

80011 #3 x 6" Phillips Screwdriver

80053 - 5 Pc. Slotted Dual Material
             Screwdriver Set

Item No. Description

80015 1/8" x 3" Slotted Screwdriver

80013 1/4" x 4" Slotted Screwdriver

80014 1/4" x 6" Slotted Screwdriver

80023 5/16" x 6" Slotted Screwdriver

80022 3/8" x 8" Slotted Screwdriver

SETS
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80059 - 4 Pc. Long Dual Material 
             Screwdriver Set

Item No. Description

80021 3/8" x 16" Long Slotted Screwdriver

80019 3/16" x 10" Long Slotted Screwdriver

80020 3/8" x 12" Long Slotted Screwdriver

80006 #2 x 16" Long Phillips Screwdriver

80054 - 7 Pc. Torx® Dual Material 
             Screwdriver Set

Item No. Description

80024 T-10 Torx® Screwdriver

80025 T-15 Torx® Screwdriver

80026 T-20 Torx® Screwdriver

80027 T-25 Torx® Screwdriver

80028 T-27 Torx® Screwdriver

80029 T-30 Torx® Screwdriver

80030 T-40 Torx® Screwdriver

80064 - 3 Pc. Long Torx® Dual Material 
             Screwdriver Set

Item No. Description

80086 T-15 Long Torx® Screwdriver 18"

80087 T-20 Long Torx® Screwdriver 18"

80088 T-25 Long Torx® Screwdriver 18"

SE
TS
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80057 - 12 Pc. Combination Mini Dual Material
             Screwdriver Set

Item No. Description

80034 1.5mm Mini Slotted Screwdriver

80035 2.0mm Mini Slotted Screwdriver

80036 2.5mm Mini Slotted Screwdriver

80031 #00 Mini Phillips Screwdriver

80032 #0 Mini Phillips Screwdriver

80033 #1 Mini Phillips Screwdriver

80037 T-5 Mini Torx® Screwdriver

80038 T-6 Mini Torx® Screwdriver

80039 T-7 Mini Torx® Screwdriver

80040 T-8 Mini Torx® Screwdriver

80041 T-9 Mini Torx® Screwdriver

80042 T-10 Mini Torx® Screwdriver

80055 - 6 Pc. Mini Dual Material 
             Screwdriver Set

Item No. Description

80034 1.5mm Mini Slotted Screwdriver

80035 2.0mm Mini Slotted Screwdriver

80036 2.5mm Mini Slotted Screwdriver

80031 #00 Mini Phillips Screwdriver

80032 #0 Mini Phillips Screwdriver

80033 #1 Mini Phillips Screwdriver

80056 - 6 Pc. Mini Torx® Dual Material 
             Screwdriver Set

Item No. Description

80037 T-5 Mini Torx® Screwdriver

80038 T-6 Mini Torx® Screwdriver

80039 T-7 Mini Torx® Screwdriver

80040 T-8 Mini Torx® Screwdriver

80041 T-9 Mini Torx® Screwdriver

80042 T-10 Mini Torx® Screwdriver

SETS
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80060 - 10 Pc. Combination and Pozidriv® 
             Dual Material Screwdriver Set

Item No. Description

80043 #0 x 2-1/2" Pozidriv® Screwdriver

80044 #1 x 3" Pozidriv® Screwdriver

80045 #2 x 4" Pozidriv® Screwdriver

80046 #3 x 6" Pozidriv® Screwdriver

80015 1/8" x 3" Slotted Screwdriver

80017 3/16" x 4" Slotted Screwdriver

80013 1/4" x 4" Slotted Screwdriver

80023 5/16" x 6" Slotted Screwdriver

80001 #1 x 3" Phillips Screwdriver

80007 #2 x 4" Phillips Screwdriver

80061 - 4 Pc. Pozidriv® Dual Material 
             Screwdriver Set

Item No. Description

80043 #0 x 2-1/2" Pozidriv® Screwdriver

80044 #1 x 3" Pozidriv® Screwdriver

80045 #2 x 4" Pozidriv® Screwdriver

80046 #3 x 6" Pozidriv® Screwdriver

80065 - 4 Pc. Square Dual Material 
             Screwdriver Set

Item No. Description

80089 # 0 x 8.25" Square Screwdriver

80090 #1 x 8.75" Square Screwdriver

80091 #2 x 8.75" Square Screwdriver

80092 # 3 x 10" Square Screwdriver

SE
TS
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Open Stock - Dual Material Screwdrivers PHILLIPS

Item No. Size
Blade Length

(inch) 
A

Blade Dia.
(inch) 

B

Overall Length
(inch)

C

Handle Size 
(D x L)(inch)

D

Weight
(lbs)

80000 #0 x 2-1/2” 2.507 0.118 5.768 0.912 x 3.264 0.075

80001 #1 x 3” 2.972 0.196 7.127 1.174 x 4.157 0.150

80004 #1 x 6” 5.907 0.195 10.090 1.163 x 4.160 0.160

80005 #2 x 1-1/2” 1.521 0.236 4.094 1.310 x 2.564 0.120

80007 #2 x 4” 4.082 0.237 8.700 1.295 x 4.620 0.220

80009 #2 x 6” 6.006 0.237 10.675 1.280 x 4.604 0.240

80010 #2 x 8” 7.877 0.235 12.500 1.284 x 4.620 0.280

80006 #2 x 16” 16.250 0.236 20.400 1.298 x 4.62 0.440

80011 #3 x 6” 6.071 0.315 11.200 1.452 x 5.125 0.360

Open Stock - Dual Material Screwdrivers Slotted

Item No. Description
Tip Thickness

(inch)
A

Tip Width
(inch) 

B

Blade Length
(inch) 

C

Blade Dia.
(inch) 

D

Overall Length
(inch) 

E

Handle Size 
(D x L)(inch) 

F

Weight
(lbs)

80015 1/8” x 3” 0.022 0.125 2.968 0.117 6.227 0.893 x 3.223 0.080

80017 3/16” x 4” 0.033 0.187 3.996 0.196 8.125 1.153 x 4.148 0.150

80018 3/16” x 6” 0.033 0.187 5.891 0.196 10.050 1.166 x 4.150 0.160

80019 3/16” x 10” 0.033 0.187 10.125 0.195 14.170 1.170 x 4.151 0.220

80012 1/4” x 1-1/2” 0.040 0.250 1.533 0.236 4.101 1.310 x 2.564 0.120

80013 1/4” x 4” 0.040 0.250 4.070 0.238 8.700 1.310 x 4.615 0.220

80014 1/4” x 6” 0.040 0.025 6.015 0.237 10.625 1.298 x 4.620 0.250

80023 5/16” x 6” 0.046 0.312 6.120 0.315 13.140 1.454 x 5.130 0.380

80022 3/8” x 8” 0.055 0.375 8.050 0.315 13.140 1.426 x 5.126 0.430

80020 3/8” x 12” 0.055 0.375 11.900 0.315 16.950 1.442 x 5.129 0.510

80021 3/8” x 16” 0.055 0.375 15.75 0.315 20.900 1.450 x 5.116 0.550

C

B

A

D

D

E

B

C

F

F A

D

B

D

OPEN STOCK
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Open Stock - Dual Material Screwdrivers TORX®

Item No. Size
Blade Length

(inch) 
A

Blade Dia.
(inch) 

B

Overall Length
(inch)

C

Handle Size 
(D x L)(inch)

D

Weight
(lbs)

80024 T-10 3.952 0.196 8.100 1.159 x 4.141 0.160

80025 T-15 3.959 0.196 8.100 1.160 x 4.146 0.160

80026 T-20 3.927 0.196 8.100 1.165 x 4.152 0.160

80027 T-25 3.967 0.235 8.600 1.304 x 4.614 0.220

80028 T-27 3.960 0.235 8.575 1.301 x 4.614 0.220

80029 T-30 3.964 0.235 8.580 1.307 x 4.615 0.220

80030 T-40 3.910 0.235 8.525 1.297 x 4.615 0.240

80086 T-15 17.937 0.195 22.000 1.142 x 4.147 0.600

80087 T-20 18.168 0.195 22.315 1.174 x 4.147 0.600

80088 T-25 17.413 0.235 22.015 1.305 x 4.602 0.600

Open Stock - Dual Material Screwdrivers POZIDRIV®

Item No. Size
Blade Length

(inch) 
A

Blade Dia.
(inch) 

B

Overall Length
(inch)

C

Handle Size 
(D x L)(inch)

D

Weight
(lbs)

80043 #0 x 2-1/2” 2.553 0.118 5.757 .898 x 3.243 0.080

80044 #1 x 3” 3.011 0.196 7.167 1.170 x 4.151 0.150

80045 #2 x 4” 3.921 0.237 8.550 1.303 x 4.621 0.220

80046 #3 x 6” 5.921 0.315 11.050 1.420 x 5.113 0.360

C

B

A

D

D

B

D

C

B

A

D

D

B

D

OP
EN

 ST
OC

K

Torx® is a registered trademark of Acument Intellectual Properties, LLC.
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Open Stock - Dual Material Screwdrivers SQUARE

Item No. Size
Blade Length

(inch) 
A

Blade Dia.
(inch) 

B

Overall Length
(inch)

C

Handle Size 
(D x L)(inch)

D

Weight
(lbs)

80089 # 0 x 8.25” 3.961 0.196 8.100 1.170 x 4.148 0.250

80090 #1 x 8.75” 3.970 0.235 8.575 1.289 x 4.607 0.250

80091 #2 x 8.75” 3.953 0.235 8.575 1.303 x 4.606 0.250

80092 # 3 x 10” 4.917 0.315 10.05 1.450 x 5.125 0.250

Open Stock - Mini Dual Material Screwdrivers SLOTTED

Item No. Size
Tip Width

(inch)
A

Blade Length
(inch)

B

Blade Dia.
(inch)

C

Overall Length
(inch)

D

Handle Size
(D x L)(inch)

E

Weight 
(lbs)

80034 1.5 mm 0.059 2.395 0.097 6.110 .758 x 3.713 0.060

80035 2.0 mm 0.078 2.397 0.097 6.111 .758 x 3.713 0.060

80036 2.5 mm 0.098 2.387 0.980 6.118 .758 x 3.713 0.060

Open Stock - Mini Dual Material Screwdrivers PHILLIPS

Item No. Size
Blade Length

(inch) 
A

Blade Dia.
(inch) 

B

Overall Length
(inch)

C

Handle Size 
(D x L)(inch)

D

Weight
(lbs)

80031 #00 2.4 0.098 6.116 .748 x 3.708 0.060

80032 #0 2.394 0.118 6.109 .758 x 3.713 0.060

80033 #1 2.394 0.157 6.106 .758 x 3.713 0.060

C

B

A

D

D

B

D

D

A

B

E

E

C

E

A

C

B

A

D

D

B

D

OPEN STOCK
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Open Stock - Mini Dual Material Screwdrivers TORX®

Item No. Size
Blade Length

(inch) 
A

Blade Dia.
(inch) 

B

Overall Length
(inch)

C

Handle Size
(D x L)(inch) 

D

Weight
(lbs)

80038 T-6 2.370 0.098 6.083 .759” x 3.715 0.060

80037 T-5 2.365 0.098 6.084 .758” x 3.715 0.060

80042 T-10 2.359 0.117 6.083 .756” x 3.715 0.062

80041 T-9 2.360 0.117 6.084 .757” x 3.719 0.062

80040 T-8 2.366 0.097 6.084 .752” x 3.715 0.060

80039 T-7 2.372 0.098 6.087 .758” x 3.715 0.060

82730 - 19 Pc. Combination Solid Handle 
             Screwdriver Set

Item No. Description

82700 1/8" x 2  Pocket Screwdriver

82701 1/8" x 4 Slotted Screwdriver with Cabinet Tip

82702 3/16" x 6  Slotted Screwdriver

82703 5/16" x 6 Slotted Screwdriver

82704 3/16" x 4 Slotted Screwdriver

82705 1/4" x 1-1/2 Slotted Stubby Screwdriver

82706 1/4" x 4 Slotted Screwdriver

82708 3/8" x 8 Slotted Screwdriver

82710 3/8" x 12 Slotted Screwdriver

82711 3/16" x 4 Slotted Screwdriver with Cabinet Tip

82712 3/16" x 8 Cabinet Tip Screwdriver

82713 #0 2-1/2 Phillips Scewdriver

82715 #1 x 3 Phillips Scewdriver

82716 #2 x 1-1/2 Phillips Screwdriver

82717 #2 x 4 Phillips Screwdriver

82718 #2 x 6 Phillips Screwdriver

82719 #2 x  8 Phillips Screwdriver

82720 #3 x 6 Phillips Screwdriver

82721 #4 x  8 Phillips Screwdriver

C

B

A

D

D

B

D

OP
EN

 ST
OC

K

Torx® is a registered trademark of Acument Intellectual Properties, LLC.



283

SCREWDRIVERS
SCREW

DRIVERS

82731 - 10 Pc. Combination Solid Handle 
             Screwdriver Set

Item No. Description

82703 5/16" x 6 Slotted Screwdriver

82704 3/16" x 4 Slotted Screwdriver

82705 1/4" x 1-1/2 Slotted Stubby Screwdriver

82706 1/4" x 4 Slotted Screwdriver

82708 3/8" x 8 Slotted Screwdriver

82715 #1 x 3 Phillips Scewdriver

82716 #2 x 1-1/2 Phillips Screwdriver

82717 #2 x 4 Phillips Screwdriver

82720 #3 x 6 Phillips Screwdriver

82721 #4 x  8 Phillips Screwdriver

82734 - 8 Pc. Combination Solid Handle 
             Screwdriver Set

Item No. Description

82700 1/8" x 2  Pocket Screwdriver

82701 1/8" x 4 Slotted Screwdriver with Cabinet Tip

82702 3/16" x 6  Slotted Screwdriver

82706 1/4" x 4 Slotted Screwdriver

82713 #0 2-1/2 Phillips Scewdriver

82715 #1 x 3 Phillips Scewdriver

82717 #2 x 4 Phillips Screwdriver

82718 #2 x 6 Phillips Screwdriver

82732 - 6 Pc. Slotted Solid Handle 
             Screwdriver Set

Item No. Description

82703 5/16" x 6 Slotted Screwdriver

82704 3/16" x 4 Slotted Screwdriver

82705 1/4" x 1-1/2 Slotted Stubby Screwdriver

82706 1/4" x 4 Slotted Screwdriver

82708 3/8" x 8 Slotted Screwdriver

82710 3/8" x 12 Slotted Screwdriver

SETS
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82733 - 6 Pc. Phillips Solid Handle Screwdriver Set

Item No. Description

82713 #0 2-1/2 Phillips Scewdriver

82715 #1 x 3 Phillips Scewdriver

82716 #2 x 1-1/2 Phillips Screwdriver

82717 #2 x 4 Phillips Screwdriver

82720 #3 x 6 Phillips Screwdriver

82721 #4 x  8 Phillips Screwdriver

Open Stock - Solid Handle Square Shank Screwdrivers SLOTTED

Item No. Size
Tip Thickness

(inch) 
A

Tip Width
(inch) 

B

Blade Length
(inch) 

C

Blade Dia.
(inch)

D

Overall Length
(inch) 

E

Handle Size
(D x L)(inch) 

F

Weight
(lbs)

82700 1/8” x 2” 0.020 0.120 2.015 0.118 4.800 0.860 x 2.76 0.050

82702 3/16” x 6” 0.030 0.190 6.015 0.197 10.000 1.220 x 3.94 0.176

82704 3/16” x 4” 0.030 0.190 4.070 0.197 8.000 1.220 x 3.94 0.159

82705 1/4” x 1-1/2” 0.040 0.250 1.533 0.236 4.120 1.290 x 2.56 0.125

82706 1/4” x 4” 0.040 0.250 4.070 0.236 8.400 1.340 x 4.33 0.221

82707 1/4” x 6” 0.040 0.250 6.015 0.236 10.400 1.340 x 4.33 0.246

82703 5/16” x 6” 0.050 0.310 6.015 0.315 10.800 1.470 x 4.72 0.362

82708 3/8” x 8” 0.060 0.380 8.050 0.315 12.800 1.470 x 4.72 0.505

82710 3/8” x 12” 0.060 0.380 11.900 0.315 16.800 1.470 x 4.72 0.627

82709 5/16” x 18 “ 0.050 0.310 17.973 0.315 22.800 1.470 x 4.72 0.750

E

B

C

F

F A

D

OP
EN

 ST
OC

K
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Open Stock - Solid Handle Screwdrivers CABINET TIP

Item No. Size
Tip Thickness

(inch)
A

Tip Width
(inch) 

B

Blade Length
(inch) 

C

Blade Dia.
(inch) 

D

Overall Length
(inch) 

E

Handle Size
(D x L)(inch) 

F

Weight
(lbs)

82701 1/8” x 4 0.022 0.125 4.070 0.118 6.800 0.860 x 2.760 0.055

82711 3/16” x 4 0.033 0.197 4.070 0.197 8.050 1.220 x 3.940 0.159

82712 3/16” x 8 0.033 0.187 8.050 0.197 11.900 1.220 x 3.940 0.195

Open Stock - Solid Handle Screwdrivers PHILLIPS

Item No. Size
Blade Length

(inch)
A

Blade Dia.
(inch) 

B

Overall Length
(inch)

C

Handle Size
(D x L)(inch) 

D

Weight
(lbs)

82713 #0 x 2-1/2” 2.507 0.118 5.320 0.860 x 2.76 0.053

82714 #1 x 1-1/2” 1.521 0.236 4.120 1.290 x 2.56 0.125

82715 #1 x 3” 2.972 0.197 7.00 1.220 x 3.94 0.151

82716 #2 x 1-1/2” 1.521 0.236 4.120 1.290 x 2.56 0.125

82717 #2 x 4” 4.082 0.236 8.400 1.340 x 4.33 0.221

82718 #2 x 6” 6.071 0.236 10.40 1.340 x 4.33 0.246

82719 #2 x 8” 7.877 0.236 12.400 1.340 x 4.33 0.270

82720 #3 x 6” 6.071 0.315 10.800 1.470 x 4.72 0.362

82721 #4 x 8” 7.877 0.315 12.800 1.470 x 4.72 0.505

E

B

C

F

F A

D

C

B

A

D

D

B

D

OPEN STOCK
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82770 - 6 Pc. Cushion Grip Screwdriver Set

Item No. Description

82772 #1 x 3 Cushion Grip Screwdriver

82773 #2 x 4 Cushion Grip Screwdriver

82774 #3 x 6 Cushion Grip  Screwdriver

82775 3/16" x 3 Cushion Grip Screwdriver

82776 1/4" x 4 Cushion Grip Screwdriver

82777 5/16" x 6 Cushion Grip Screwdriver

82782 - 6 in 1 Screwdriver

Description

Nutdriver Shank

Double end Slotted 1/4” x Phillips #2

Double end Slotted 3/16” x Phillips #1

82765 - 7 Pc. Full Hollow Shaft Cushion Grip 
             Nut Driver Set SAE

Item No. Description

82750 3/16" Nut Driver, Hollow Shaft Black

82751 1/4" Nut Driver, Hollow Shaft Red

82752 5/16" Nut Driver, Hollow Shaft Yellow

82753 11/32" Nut Driver, Hollow Shaft Green

82754 3/8" Nut Driver, Hollow Shaft Blue

82755 7/16" Nut Driver, Hollow Shaft Brown

82756 1/2" Nut Driver, Hollow Shaft Red

SE
TS
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Open Stock - Cushion Grip Screwdrivers SLOTTED

Item No. Size
Tip Thickness

(inch) 
A

Tip Width
(inch) 

B

Blade Length
(inch) 

A

Blade Dia.
(inch) 

B

Overall Length
(inch) 

C

Handle Size
(D x L)(inch) 

D

Weight
(lbs)

82775 3/16” x 3” 0.033 0.187 2.972 0.197 6.740 1.240 x 3.740 0.146

82776 1/4” x 4” 0.040 0.250 6.071 0.236 8.330 1.420 x 4.330 0.230

82777 5/16” x 6” 0.050 0.312 6.071 0.315 11.000 1.500 x 5.000 0.359

Open Stock - Cushion Grip Screwdrivers PHILLIPS

Item No. Size
Blade Length

(inch) 
A

Blade Dia.
(inch) 

B

Overall Length
(inch) 

C

Handle Size
(D x L)(inch) 

D

Weight
(lbs)

82772 #1 x 3” 2.972 0.197 6.740 1.240 x 3.740 0.146

82773 #2 x 4” 4.070 0.236 8.330 1.420 x 4.330 0.232

82774 #3 x 6” 6.071 0.315 11.000 1.500 x 5.000 0.359

E

B

C

F

E A

D

C

B

A

D

D B

B

D

OPEN STOCK

82764 - 7 Pc. Full Hollow Shaft Cushion Grip 
             Nut Driver Set METRIC

Item No. Description

82757 5 mm Nut Driver, Hollow Shaft

82758 6 mm Nut Driver, Hollow Shaft

82759 7mm Nut Driver, Hollow Shaft

82760 8 mm Nut Driver, Hollow Shaft

82761 9 mm Nut Driver, Hollow Shaft

82762 10 mm Nut Driver, Hollow Shaft

82763 11 mm Nut Driver, Hollow Shaft
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Open Stock - Cushion Grip Nut Drivers METRIC

Item No. Size
Drive End

(inch) 
A

Shaft Length
(inch) 

B

Bolt Clearance
(inch) 

C

Overall Length
(inch) 

D

Handle Size
(D x L)(inch) 

E

Weight
(lbs)

82757 6 mm 0.425 3.000 0.236 7.330 1.420 x 4.330 0.254

82758 7 mm 0.476 3.000 0.275 7.330 1.420 x 4.330 0.260

82759 8 mm 0.511 3.000 0.314 7.330 1.420 x 4.330 0.275

82760 9 mm 0.543 3.000 0.354 7.330 1.420 x 4.330 0.281

82761 10 mm 0.614 3.000 0.393 7.330 1.420 x 4.330 0.287

82762 11 mm 0.661 3.000 0.433 7.330 1.420 x 4.330 0.294

82763 12 mm 0.689 3.000 0.472 8.000 1.500 x 5000 0.392

Open Stock - Cushion Grip Nut Drivers SAE

Item No. Size
Drive End

(inch) 
A

Shaft Length
(inch) 

B

Bolt Clearance
(inch) 

C

Overall Length
(inch) 

D

Handle Size
(D x L)(inch) 

E

Weight
(lbs)

82750 3/16” 0.385 3.000 0.185 7.330 1.420 x 4.330 0.218

82751 1/4” 0.450 3.000 0.250 7.330 1.420 x 4.330 0.232

82752 5/16” 0.510 3.000 0.312 7.330 1.420 x 4.330 0.262

82753 11/32” 0.545 3.000 0.343 7.330 1.420 x 4.330 0.270

82754 3/8” 0.585 3.000 0.375 7.330 1.420 x 4.330 0.280

82755 7/16” 0.660 3.000 0.437 7.330 1.420 x 4.330 0.294

82756 1/2” 0.720 3.000 0.500 8.000 1.500 x 5.000 0.392

D

C

B

E

E

A

E

D

C

B

E

E

A

E
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80063 - 7 Pc. Insulated Screwdriver Set

Item No. Description

80047 3/32" (2.5mm) x 3" Insulated Slotted Screwdriver

80048 5/32" (4.0mm) x 4" Insulated Slotted Screwdriver

80049 7/32" (5.5mm) x 5" Insulated Slotted Screwdriver

80080 1/4" (6.5mm) x 6" Insulated Slotted Screwdriver

80081 #1 x 3-1/8" Insulated Phillips Screwdriver

80082 #2 x 4" Insulated Phillips Screwdriver

80083 #0 x 2-1/2" Insulated Phillips Screwdriver

82900 - 8 Pc. METRIC Insulated Nut Driver Set

Item No. Description

82910 6 mm Nut Driver Insulated

82911 7 mm Nut Driver Insulated

82912 8 mm Nut Driver Insulated

82913 9 mm Nut Driver Insulated

82914 10 mm Nut Driver Insulated

82915 11 mm Nut Driver Insulated

82916 12 mm Nut Driver Insulated

82917 13 mm Nut Driver Insulated

82901 - 8 Pc. SAE Insulated Nut Driver Set

Item No. Description

82902 3/16" Nut Driver Insulated

82903 1/4" Nut Driver Insulated

82904 5/16" Nut Driver Insulated

82905 11/32" Nut Driver Insulated

82906 3/8" Nut Driver Insulated

82907 7/16" Nut Driver Insulated

82908 1/2" Nut Driver Insulated

82909 9/16" Nut Driver Insulated

SETS
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Open Stock - Insulated Screwdrivers SLOTTED

Item No. Size

Tip 
Thickness

(inch)
A

Tip 
Width
(inch) 

B

Blade 
Length
(inch) 

C

Blade 
Dia.

(inch) 
D

Overall 
Length
(inch)

E

Handle Size
(D x L)(inch) 

F

Weight
(lbs)

80047 3/32” (2.5 mm) x 3” 0.016 0.094 2.956 0.169 5.783 .875 x 2.823 0.070

80048 5/32” (4.0 mm) x 4” 0.027 0.156 3.932 0.229 7.541 1.126 x 3.591 0.190

80049 7/32” (5.5 mm) x 5” 0.035 0.219 4.919 0.288 8.950 1.273 x 4.000 0.170

80080 1/4” (6.5 mm) x 6” 0.040 0.250 5.900 0.330 9.925 1.27 x 4.050 0.180

Open Stock - Insulated Screwdrivers PHILLIPS

Item No. Size
Blade Length

(inch) 
A

Blade Dia.
(inch) 

B

Overall Length
(inch)

C

Handle Size
(D x L)(inch) 

D

Weight
(lbs)

80081 #1 x 3-1/8” 3.142 0.255 6.752 1.128 x 3.608 0.160

80082 #2 x 4” 3.940 0.308 7.950 1.278 x 4.03 0.170

80083 #0 x 2-1/2” 2.362 0.189 5.194 .885 x 2.83 0.140

Open Stock - Insulated Screwdrivers POZIDRIV®

Item No. Size

Blade Length
(inch) 

A

Blade Dia.
(inch) 

B

Overall Length
(inch) 

C

Handle Size
(D x L)(inch) 

D

Weight
(lbs)

80084 #1 x 3-1/8” 3.152 0.254 6.755 1.145 x 3.6 0.150

80085 #2 x 4” 3.940 0.307 7.541 1.282 x 4.028 0.170

E

D

C

F

F

C

B

A

D

D

C

B

A

D

D

A

B

B

B

A
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Open Stock - Insulated Nut Drivers METRIC

Item No. Size
Drive End

(inch) 
A

Shaft Length
(inch)

B

Bolt Clearance 
(inch)

C

Overall Length
(inch) 

D

Handle Size
(D x L)(inch) 

E

Weight
(lbs)

82910 6 mm 0.531 5.000 0.236 9.45 1.42 x 4.45 0.270

82911 7 mm 0.626 5.000 0.275 9.45 1.42 x 4.45 0.272

82912 8 mm 0.661 5.000 0.314 9.45 1.42 x 4.45 0.275

82913 9 mm 0.692 5.000 0.354 9.45 1.42 x 4.45 0.276

82914 10 mm 0.763 5.000 0.393 9.45 1.42 x 4.45 0.284

82915 11 mm 0.811 5.000 0.433 9.45 1.42 x 4.45 0.334

82916 12 mm 0.838 5.000 0.472 9.45 1.42 x 4.45 0.340

82917 13 mm 0.878 5.000 0.511 9.45 1.42 x 4.45 0.360

Open Stock - Insulated Nut Drivers SAE

Item No. Size
Drive End

(inch) 
A

Shaft Length
(inch) 

B

Bolt Clearance
(inch) 

C

Overall Length 
(inch)

D

Handle Size
(D x L)(inch) 

E

Weight
(lbs)

82902 3/16” 0.54 5.000 0.187 9.45 1.42 x 4.45 0.250

82903 1/4” 0.6 5.000 0.250 9.45 1.42 x 4.45 0.270

82904 5/16” 0.66 5.000 0.312 9.45 1.42 x 4.45 0.272

82905 11/32” 0.7 5.000 0.343 9.45 1.42 x 4.45 0.276

82906 3/8” 0.74 5.000 0.375 9.45 1.42 x 4.45 0.284

82907 7/16” 0.81 5.000 0.437 9.45 1.42 x 4.45 0.334

82908 1/2” 0.81 5.000 0.500 9.45 1.42 x 4.45 0.340

82909 9/16” 0.87 5.000 0.562 9.45 1.42 x 4.45 0.360

D

C

B

E

E

D

C

B

E

E

A

E

A

E

OPEN STOCK
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80072  - 2 Pc. Offset Screwdriver Set

Item No. Description

1/4" Slotted x #2 Phillips Offset Screwdriver

3/16" Slotted x #1 Phillips Offset Screwdriver

80585  - 16 Pc. Industrial TORX® Driver Set

Item No. Description

3/8” M x 5/16” F Bit Holder

T-10     5/16” x 30 mm Torx Insert Bit

T-15    5/16” x 30 mm Torx Insert Bit

T-20    5/16” x 30 mm Torx Insert Bit

T-25    5/16” x 30 mm Torx Insert Bit

T-27    5/16” x 30 mm Torx Insert Bit

T-30    5/16” x 30 mm Torx Insert Bit

T-20    5/16” x 70 mm Torx Insert Bit

T-25    5/16” x 70 mm Torx Insert Bit

T-30    5/16” x 70 mm Torx Insert Bit

T-40    5/16” x 70 mm Torx Insert Bit

Magnetic Bit Holding Screwdriver

Item No. Description

82783 1/4” Magnetic Bit Holding Screwdriver

Open Stock - Screw Holding Drivers

Item No. Size
Blade Length

(inch)
Blade Dia.

(inch)
Overall Length

(inch)
Handle Size 
(D x L) (inch)

Weight 
(lbs)

82791 3/16” x 6 Slotted 6” 0.197 9.74 1.24 x 3.74 0.212

82792 #1 x 3 Phillips 3” 0.197 6.74 1.24 x 3.74 0.173

82793 #2 x 7 Phillips 7” 0.236 11.33 1.42 x 4.33 0.300

OP
EN
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T-45    5/16” x 70 mm Torx Insert Bit

T-47    5/16” x 70 mm Torx Insert Bit

T-50    5/16” x 70 mm Torx Insert Bit

T-55    5/16” x 70 mm Torx Insert Bit

T-60    5/16” x 70 mm Torx Insert Bit
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82784 - 83 Pc. Screwdriver Accessory Set

Description Qty.

1/4” Bit Holder 1

Pozidriv® #2 Bit 1

Pozidriv® #3 Bit 2

Slotted 6 - 8 Bit 3

Slotted 8 - 10 Bit 3

Slotted 10 - 12 Bit 3

Slotted 12 - 14 Bit 2

Square #2 Bit 3

Square #3 Bit 3

T-10 Torx® Bit 2

T-15 Torx® Bit 2

T-20 Torx® Bit 2

T-25 Torx® Bit 2

T-27 Torx® Bit 2

T-30 Torx® Bit 2

T-40 Torx® Bit 2

Hex 5/32” Bit 3

Hex 3/16” Bit 2

Hex 7/32” Bit 2

Hex 1/4” Bit 2

Hex 5/16” Bit 2

Phillips #3 Bit 3

Phillips #2 Bit 3

Phillips #1 Bit 1

Phillips #0 Bit 1

Tamper-proof T-30 Torx® Bit 1

Tamper-proof T-27 Torx® Bit 1

Tamper-proof T-25 Torx® Bit 1

Tamper-proof T-20 Torx® Bit 1

Tamper-proof T-15 Torx® Bit 1

Tamper-proof T-10 Torx® Bit 1

Tamper-proof T-8 Torx® Bit 1

Tamper-proof T-7 Torx® Bit 1

Description               Qty.

Phillips #1 Bit 1

Phillips #2 Bit 2

Phillips #3 Bit 1

Pozidriv® #3 Bit 1

Pozidriv® #2 Bit 1

Slotted 8 - 10 Bit 2

Slotted 10 - 12 Bit 1

Slotted 12 - 14 Bit 1

T-15 Torx® Bit 1

T-20 Torx® Bit 1

T-25 Torx® Bit 1

1/4” Nut Setter SW 5/32” 1

1/4” Nut Setter SW 3/16” 1

1/4” Nut Setter SW 1/4” 1

1/4” Nut Setter SW 9/32” 1

1/4” Nut Setter SW 5/16” 1

1/4” Nut Setter SW 11/32” 1

1/4” Nut Setter SW 3/8” 1

1/4” Nut Setter SW 7/16” 1

SETS



294

SCREWDRIVERS
SC

RE
W

DR
IV

ER
S

8940  - 40 Pc. Ratcheting Screwdriver Set

Item No. Description

890001GD Ratcheting Screwdriver Handle - Red

890005GD Ratcheting Screwdriver Stubby Handle - Red

890006GD Ratcheting Screwdriver T-Handle - Red

310901GR 3-1/2" 1/4” Shank Magnetic Bit Shaft

310902GR 6" 1/4” Shank Magnetic Bit Shaft

311901GR 3-1/2" 1/4” Shank Socket Shaft

311902GR 6" 1/4" 1/4” Shank Socket Shaft

890008GD 11" 1/4" 1/4” 180° Flex Bit Shaft

890009GD 11" 1/4" 1/4” 180° Flex Socket Shaft

890007GD Adapter for Connecting Two 1/4" Shafts

890003GD 30 Pc. Bit Set in Case

3 mm Hex Bit

4 mm Hex Bit

5 mm Hex Bit

6 mm Hex Bit

7 mm Hex Bit

8 mm Hex Bit

1/8" Hex Bit

5/32" Hex Bit

3/16" Hex Bit

7/32" Hex Bit

1/4" Hex Bit

5/16" Hex Bit

#0 Phillips Bit

#1 Phillips Bit

#2 Phillips Bit

#3 Phillips Bit

4mm Slotted Bit

5.5mm Slotted Bit

6.5mm Slotted Bit

5/32" Slotted Bit

7/32" Slotted Bit

1/4" Slotted Bit

T-8 Torx® Bit

T-10 Torx® Bit

T-15 Torx® Bit

T-20 Torx® Bit

T-25 Torx® Bit

T-27 Torx® Bit

T-30 Torx® Bit

T-40 Torx® Bit

SE
TS
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8939  - 39 Pc. Ratcheting Screwdriver Set

Item No. Description

890001GD Ratcheting Screwdriver Handle - Red

310901GR 3-1/2" 1/4” Shank Magnetic Bit Shaft

310902GR 6" 1/4” Shank Magnetic Bit Shaft

310903GR 10" 1/4” Shank Magnetic Bit Shaft

311901GR 3-1/2" 1/4” Shank Socket Shaft

311902GR 6" 1/4” Shank Socket Shaft

311904GR 10" 1/4” Shank Socket Shaft

311903GR 6" 1/4” Flexible Socket Shaft

890002GD 1/4" Hex Shank Bit Adapter

890003GD 30 Pc. Bit Set in Case

3 mm Hex Bit

4 mm Hex Bit

5 mm Hex Bit

6 mm Hex Bit

7 mm Hex Bit

8 mm Hex Bit

1/8" Hex Bit

5/32" Hex Bit

3/16" Hex Bit

7/32" Hex Bit

1/4" Hex Bit

5/16" Hex Bit

#0 Phillips Bit

#1 Phillips Bit

#2 Phillips Bit

#3 Phillips Bit

4mm Slotted Bit

5.5mm Slotted Bit

6.5mm Slotted Bit

5/32" Slotted Bit

7/32" Slotted Bit

1/4" Slotted Bit

T-8 Torx® Bit

T-10 Torx® Bit

T-15 Torx® Bit

T-20 Torx® Bit

T-25 Torx® Bit

T-27 Torx® Bit

T-30 Torx® Bit

T-40 Torx® Bit

SETS
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8926  - 26 Pc. Ratcheting Screwdriver Set

Item No. Description

890001GD Ratcheting Screwdriver Handle - Red

311901GR 3-1/2"        1/4" Shank Socket Shaft

311902GR 6"               1/4" Shank Socket Shaft

311904GR 10"             1/4" Shank Socket Shaft

311903GR 6"               1/4" Shank Flexible Socket Shaft

890002GD 1/4" Hex Shank Bit Adapter

NS-8926A 20 Pc. Bit Set in Holder

3/32" Hex Bit

1/8" Hex Bit

5/32" Hex Bit

3/16" Hex Bit

1/4" Hex Bit

5/16" Hex Bit

#1 Phillips Bit

#2 Phillips Bit

#2 Phillips Bit

#3 Phillips Bit

5/32" Slotted Bit

3/16" Slotted Bit

1/4" Slotted Bit

1/4" Slotted Bit

T-10 Torx® Bit

T-15 Torx® Bit

T-20 Torx® Bit

T-25 Torx® Bit

T-30 Torx® Bit

T-40 Torx® Bit

SE
TS
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82780  - 32 Pc. Ratcheting GearDriver™ Set

Item No. Description

890001GD Ratcheting Screwdriver Handle - Red

50 mm Socket Adapter

6” Extension Bar

1/8” Hex Bit

5/32” Hex Bit

3/16” Hex Bit

7/32” Hex Bit

1/4” Hex Bit

5/16” Hex Bit

3 mm Hex Bit

4 mm Hex Bit

5 mm Hex Bit

6 mm Hex Bit

7 mm Hex Bit

8 mm Hex Bit

5/32” Slotted Bit

7/32” Slotted Bit

1/4” Slotted Bit

4 mm Slotted Bit

5.5 mm Slotted Bit

6.5 mm Slotted Bit

  T-8 Torx® Bit

T-10 Torx® Bit

T-15 Torx® Bit

T-20 Torx® Bit

T-25 Torx® Bit

T-27 Torx® Bit

T-30 Torx® Bit

T-40 Torx® Bit

#0 Phillips Bit

#1 Phillips Bit

#2 Phillips Bit

#3 Phillips Bit

8915 - 15 Pc. Stubby Ratcheting Screwdriver Set

Item No. Description

890005GD Ratcheting Screwdriver Stubby Handle - Red

310901GR 3-1/2” 1/4” Shank Magnetic Bit Shaft

310902GR 6” 1/4” Shank Magnetic Bit Shaft

310903GR 10” 1/4” Shank Magnetic Bit Shaft

890008GD 11” 1/4” Shank 180° Flex Bit Shaft

890010GD 10 Pc. Bit Set in Holder

 #1 Phillips Bit

 #2 Phillips Bit

 #3 Phillips Bit

 4 mm Slotted Bit

 5.5 mm Slotted Bit

 6.5 mm Slotted Bit

T-10 Torx® Bit

T-15 Torx® Bit

T-20 Torx® Bit

T-25 Torx® Bit

SETS
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82781 - 7 Pc. Ratcheting GearDriver™ Set

Item No. Description

89001GD Ratcheting Screwdriver Handle - Red

 1/8” Hex Bit

 5/32” Hex Bit

 5/32” Hex Bit

 #0 Phillips Bit

 #1 Phillips Bit

 #2 Phillips Bit

8906 - 6 Pc. Ratcheting T-Handle Screwdriver Set

Item No. Description

890006GD Ratcheting Screwdriver T-Handle - Red

311901GR 3-1/2” 1/4” Shank Socket Shaft

311902GR 10” 1/4” Shank Socket Shaft

311904GR 10” 1/4” Shank Socket Shaft

890009GD 11” 1/4” Shank 180° Flex Socket Shaft

890007GD Adapter for Connecting Two 1/4” Shafts

8916 - 16 Pc. Ratcheting Nut Driver Set 
           SAE/ METRIC

Item No. Description

890005GD Ratcheting Screwdriver Stubby Handle - Red

890060GD 3/16” Nut Driver Shaft

890080GD 1/4” Nut Driver Shaft

890100GD 5/16” Nut Driver Shaft

890110GD 11/32” Nut Driver Shaft

890120GD 3/8” Nut Driver Shaft

890140GD 7/16” Nut Driver Shaft

890160GD 1/2” Nut Driver Shaft

891050GD 5mm Nut Driver Shaft

891060GD 6mm Nut Driver Shaft

891070GD 7mm Nut Driver Shaft

891080GD 8mm Nut Driver Shaft

891090GD 9mm Nut Driver Shaft

891100GD 10mm Nut Driver Shaft

891110GD 11mm Nut Driver Shaft

891120GD 12mm Nut Driver Shaft

SE
TS
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8908 - 8 Pc. Ratcheting Nut Driver Set SAE

Item No. Description

890005GD Ratcheting Screwdriver Stubby Handle - Red

890060GD 3/16” Nut Driver Shaft

890080GD 1/4” Nut Driver Shaft

890100GD 5/16” Nut Driver Shaft

890110GD 11/32” Nut Driver Shaft

890120GD 3/8” Nut Driver Shaft

890140GD 7/16” Nut Driver Shaft

890160GD 1/2” Nut Driver Shaft

8909 - 9 Pc. Ratcheting Nut Driver Set METRIC

Item No. Description

890005GD Ratcheting Screwdriver Stubby Handle - Red

891050GD 5mm Nut Driver Shaft

891060GD 6mm Nut Driver Shaft

891070GD 7mm Nut Driver Shaft

891080GD 8mm Nut Driver Shaft

891090GD 9mm Nut Driver Shaft

891100GD 10mm Nut Driver Shaft

891110GD 11mm Nut Driver Shaft

891120GD 12mm Nut Driver Shaft

Open Stock - Bit Sets and Adapters

Item No. Description Weight (lbs)

312901GD Adapter for 13 mm Vortex® Socket 0.040

890002GD 1/4” Hex Shank Bit Adapter 0.030

890003GD 30 Pc. Bit Set in Box 0.539

890004GD 31 Pc. Bit Set in Box: Includes 1/4” Drive to Bit Adapter 0.030

890007GD Adapter for Connecting Two 1/4” Shafts 0.048

890010GD 10 Pc. Bit Set with Holder 0.508

SETS
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Open Stock - Ratcheting Screwdriver Handles and Shafts

Item No. Description Length Weight (lbs)

890006GD Ratcheting Screwdriver T-Handle - Red  0.364

890001GD Ratcheting Screwdriver Handle - Red  0.300

890005GD Ratcheting Screwdriver Stubby Handle - Red  0.293

310903GR 1/4” Shank Magnetic Bit Shaft 10” 0.239

310902GR 1/4” Shank Magnetic Bit Shaft 6” 0.142

310901GR 1/4” Shank Magnetic Bit Shaft 3.5” 0.085

311902GR 1/4” Shank Socket Shaft 6” 0.130

311903GR 1/4” Shank Flexible Socket Shaft 6” 0.136

311904GR 1/4” Shank Socket Shaft 10” 0.134

311901GR 1/4” Shank Socket Shaft 3.5” 0.076

Open Stock - Ratcheting Nut Driver Shafts

Item No. Description Weight (lbs)

890008GD 11” 1/4” Shank 180® Flex Bit Shaft 0.272

890009GD 11” 1/4” Shank 180® Flex Socket Shaft 0.27

890060GD 3/16” Nut Driver Shaft 0.083

890080GD 1/4” Nut Driver Shaft 0.083

890140GD 7/16” Nut Driver Shaft 0.106

890160GD 1/2” Nut Driver Shaft 0.115

890120GD 3/8” Nut Driver Shaft 0.093

890100GD 5/16” Nut Driver Shaft 0.089

890110GD 11/32” Nut Driver Shaft 0.09

Item No. Description Weight (lbs)

891050GD 5 mm Nut Driver Shaft 0.082

891060GD 6 mm Nut Driver Shaft 0.082

891070GD 7 mm Nut Driver Shaft 0.083

891080GD 8 mm Nut Driver Shaft 0.086

891090GD 9 mm Nut Driver Shaft 0.091

891100GD 10 mm Nut Driver Shaft 0.093

891110GD 11 mm Nut Driver Shaft 0.106

891120GD 12 mm Nut Driver Shaft 0.114
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