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Single Inlet AC Centrifugal Blower
 

PART CFM Curve Temp. Wgt. Rota- Wiring Capacitor

NUMBER @ 0" Number Volts Hertz Watts dBA  Max °C (lbs.) Flange  tion** Dgm# (µf)

 
G2E140-
AL30-

180* 1 115 60 130 60 40 7 Yes R A 10
G2E140-
AL40-

180* 1 230 50/60 145 60 40 7 Yes R A 2
 
G2E140-
AC13-

251 2 115 60 200 67 40 7.5 Yes R A 16
G2E140-
AC05-

251 2 230 60 210 67 40 7.5 Yes R A 4
**Rotation as viewed from side opposite the lead exit:   R = clockwise;  L = counter-clockwise

       


