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All sizes and colours available from stock.  Please get in touch 
for further information.

A world leader in magnetic technology
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9175614 E740NEO 0.6 6 20 4 6mm Neo deep pot magnet, internal

9175617 E741NEO 1.2 8 20 7.5 8mm Neo deep pot magnet,internal thread

9175611 E742NEO 2.4 10 20 11 10mm Neo deep pot magnet,internal thread

9175620 E743NEO 6.0 13 20 20 13mm Neo deep pot magnet,internal thread

9175623 E744NEO 9.0 16 20 30 16mm Neo deep pot magnet,internal thread

9175627 E745NEO 13.5 20 25 58 20mm Neo deep pot magnet,internal thread

9175636 E746NEO 19.0 25 35 131 25mm Neo deep pot magnet,internal thread

9175639 E747NEO 34.0 32 40 243 32mm Neo deep pot magnet,internal thread

• 80ºC Max operating temperature 
• N35 Grade
• Galvanised 
• Steel case which provides extra strong magnetism 

on one face only
• Ideal for magnetic holding, lifting, antenna 

mounting and positioning
• Neodymium iron boron rare earth material


