Machos de roscar Eﬂg

CARACTERISTICA
S

Juego de machos de roscar
Ideal para limpiar .
mmaksdalal  de punta espiral HSS M12 RS

dafadas o corroidas
Pro

Construccion HSS
de las piezas

Corte facil y limpio
en metales

Se puede utilizar
con una llave
giramachos o
herramienta
eléctrica

Cada pieza esta
etiqguetada en el
practico estuche

Los productos con aprobacion profesional RS le proporcionan
piezas de calidad profesional en todas las categorias de
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productos. Nuestra gama de productos ha sido probada por ingenieros y proporciona una calidad
comparable a las marcas lideres sin pagar un precio superior.

Descripcion del

Presentamos la gama de juegos de machos de roscar de mano RS Pro. Este juego de alta calidad
incluye todos los equipos y accesorios esenciales necesarios para limpiar o cortar correctamente
roscas nuevas en fijaciones, orificios y mucho mas. El material HSS (acero de alta velocidad)
facilita el corte de materiales mas duros con precision y eficiencia, por lo que este juego es ideal
para artesanos profesionales o aplicaciones de ingenieria general y automocion.

Especificaciones

Tamafo de rosca M12
Tipo Machos de roscar
Estandar de rosca Métrico

Machos de roscar: 3 x M3; M4; M5; M6; M8; M10;
M12, terrajas redondas: m3; M4; M5; M6;

Contenido M8; M10; M12 (25 x 9 mm), macho de roscar
Llave: 1-1/2 plg., portaterrajas: 25 x 9mm, destornillador
NUumero de piezas 32
Estandar Métrica ISO
Aplicaciones y reparacién de automocion, talleres de
Aplicaciones mantenimiento general, bricolaje, reparacién de
magquinaria

Especificaciones mecanicas

Material Acero de alta velocidad (HSS)
Tamafio maximo del macho de roscar M12

Tamafio minimo del macho de roscar M3
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Machos de roscar

Stock No.668-1119

22PC HSS 150 Tap Sel

MY W M e M1 W2
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RS STOCK| MANUFACTURE
NUMBER PART NO. DESCRIPTION CONTENT

BEE1113 T705 TFC HSS5 LEFT HAND TAP SET 150 HES Taps as Folows:
M3, ML, MS MG MEM10M12, Left Hand, Metric Goarsa Second Tap
Package: Red Metal Box

GEE1118 THI FIPC HES TAP SET 150 HES Taps as Folows, 3pcs per each size;
M3, M4, M5B ME M10,M12; matric Coarse
1pc Tap Wrench: No.1 172 (M5-812, 31M18°-1/27)
Package: Red Metal Box

BEE1126  |T9a322 3PC HSS TAP AND DIE SET 21pes DIN3EZ HSS Taps as Follows, Jpc each size

M3, M4, M5 ME M3 M10,M12

Tpos DIN 223 HES Round Dies 26X9mm, withaut split a5 Follows:
M3, M4, MS ME M3 M10,M12

1pe Tap Wrench: Mo 1 172

1pe Die Holder 25X8mm

1pc Screwdrieer

Package: Grey Metal Box

BEE1138 TI323 3PC HES TAP AND DIE SET 21pes DIN3SZ HEE Taps as Follows, 3po each size

M3, M4, M5 MG MIM10,M12

Tpes DN 223 HES Round Dies 25X9rmm, wilhoul splil & Follows:
M3, M4, M5 MEME M0 M2

1pe Tap Wranch: Mo, 1 1/2

1pc Die Holder 25X58mm

1pe Screwdiver

Packaga: Grey Blow Mold Case

B881122 | Tod42 44PC H55 TAP AND DIE SET 21pcs DIN3S2 HSS Taps as Follows, Jpc esch size :
3, i, BAS, MG, M8, M10,M12

Tpcs DIN 223 HSS Rownd Dies, without split as Folows:
3, B, MG, MG MB M 10,M12

Tpc HES Drills:2.5,3.3.4.2,5.0,6.8.8.5,10.2mm

2pea Tap Wrench: No.1, No.2

Spoa Dee Holder: Nou1, Mo2 Mo 3, Nod, Nou5

1pc Screw Pitch

1pe Screwdriver

Packege: Gray Matal Box

8681120 | T4540 54PC HSS5 TAP AND DIE SET 33pcs DIN35S2 HSS Taps as Follows, 3pc each size -

hA3, B, BAG MG ME, B0 M 12 314, M 16, K18, M20

11pes DIN 223 HSS Round Dies. without split as Follows:
hA3, B, S, ME.ME, BAT0 M 12 314, M 16,118, M20

2pcs Tap Wrench: No.1, No.3

Gpcs Dée Holder: No. 1. Mo.2 Mo.3, No.4, No.5, Mo 6

1pc Screw Pitch

1pe Screwdriver

Package: Gray Matal Box
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RS STOCK
HUMEER

MANUFACTURE
PART NO.

DESCRIPTION

CONTENT

6681113

T705

TPC HES LEFT HAND TAF SET

150 HES Taps as Follows:
b3, M4, M5 MG MBM10.M12, Left Hand, Metric Coarse, Second Tap
Package: Red Melal Box

H6E1118

Ta2

22PC HSS TAF SET

IS0 HES Taps as Follows, 3pcs per each size:
B3, M4, M5 MG MBEM10.M12; matric Coarse
Tpo Tap Wrench: Mo 112 (MEM12, 3M1671/27)
Fackage: Red Metal Box

GGH1125

To322

J2PC HSS TAP AMD DIE 5ET

21pcs DIN352 HSS Taps &s Follows, 3pc each size :

MG, M, M5 MG RME M0 M12

Tpcs DIM 223 HSS Round Dies 25X 9%mm, without split as Follows:
B3, M4, MG MG MEMTOM12

1pe Tap Wrench: Mol 1/2

1pc Die Holder 25X9mm

ipc Screwdrivar

Package: Grey Metal Bos

6661136

T9323

32PC HSS TAP AND DIE 3ET

21pcs DIN352 HSS Taps &8 Follows, 3pc each slze :

B3, M4, M5 ME BB MTO M2

Tpcs DIM 223 HSS Found Dies 25X%mnmm, withoul split as Follows:
B3, M4, M5 MG MBMTOM12

Tpe Tap Wrench: Mol 112

T Die Halder 25X9mm

1pc Screwdrivar

Package: Grey Blow Mold Cagsa

BEE11ZZ

AAPC HES TAP AND DIE SET

21pos DINISZ HSS Taps as Follows, Jpo each size

M3, M4, MG WS M3 M0 W12

Tpes DIM 223 HSS Round Dies, without split as Follows:
M3, M, MG, WS ME. M 10, W12

Tpc HSS Drills:2.5,3.3, 4.2 5.0,6.8.85 10.2mm

2pes Tap Wrench: Mo, Ne.2

Spes Dia Holder: No.J1, Mo.2 Mo 3, Nod, No5

1pc Screw Pitch

1pc Screwdriver

Package: Grey Metal Box

BRET129

T9540

54PC H3S TAP AND DIE SET

33pes DIN3SE HES Taps as Follows, Jpc each size

M3, M4, M5 S M3 M0 M12 M4 MG M8 M20

11pes DIN 223 H5S Round Dies, without split as Follows:
M3, M, MG, MG, M3 M0 M2 M4, M6 M8, M20

2pcs Tap Wranch: No.1, Mo

fipcs Die Holder: Mo.1, Mo.2,No.3, No.4, Mo.5, No g

1pc Screw Pitch

1pe Screwdriver

Package: Grey Matal Box
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