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https://uk.rs-online.com/web/p/products/6831605/
https://uk.rs-online.com/web/p/products/6831614/
https://uk.rs-online.com/web/p/products/464482/
https://uk.rs-online.com/web/p/products/6831617/
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Dimensions (mm):

Stock Number | Wire Size mm’ L c D German Colour
157-1200 0.25 L] 0.8 11 LIGHTBLUE
157-1222 0.34 ] 0.8 1.1 TURQUOISE

458-T46 0.5 ] 1 1.3 ORANGE
458-T52 0.75 ] 1.2 1.5 WHITE
311-T915 0.75 12 1.2 1.5 WHITE
458-TG8 1 8 1.4 1.7 YELLOW
3M1-7921 1 12 1.4 1.7 YELLOW
458-T74 1.5 8 1.7 2 RED
311-7937 1.5 18 1.7 2 RED
458-T80 25 8 2.3 2.6 GREY
311-7943 2.5 18 2.3 2.6 BLUE
1571250 4 12 2.8 32 GREY
311-7958 4 18 2.8 3.2 GREY
1571266 6 12 35 39 BLACK
311-T9865 ] 18 35 a9 BLACK
157-3921 10 12 4.5 4.9 IVORY
311-7892 16 12 5.8 6.2 GREEN
311-7909 25 16 7.5 7.9 BROWN
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	RS Pro é s 压接靴带套圈、 12mm 引脚长度、 3.2mm 引脚直径、 4mm² ² 电线尺寸、灰色
	RS 号： 157-1250

