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Insulating rubber gloves
Insulating rubber gloves conform to international 
IEC-60903 standard. 
To satisfy the requirements of this standard, they are subjected 
to dielectrical, mechanical resistance and ageing tests. 
The acceptance levels for mechanical tests are stricter. 
The tests are especially aimed at checking 
the tensile strength and elongation at break, 
the mechanical puncture test and tension set.
Our gloves are made of latex especially treated to obtain high 
dielectric characteristics; they are individually tested and 
delivered in sealed plastic bags.

Undergloves

For compulsory control of
gloves before use.
Checking is done by 
inflating and immersing 
in water.

CG-117 140 x 150 x 160 mm - Weight: 0.600 kg

To be placed in high 
voltage stations.
Insulating material,
shock resistant, 
yellow colour.
Transparent window 
(enables to check gloves presence).
Bottle of talc included.
Attachment: 4 holes 3.5 mm dia.,
centre distances 
155 x 345 mm.
U.V. protection window.

Rubber gloves storage box with window

CG-35/1 60 x 210 x 460 mm - Weight: 0.730 kg

Cotton undergloves
To be used with insulating
rubber gloves.

CG-80 (**) ** H: men / F: women

Reference Class Voltage (V) Thickness (mm) Designation Weight (g)

CG-02 (*) 00 500 0.9 multi-layered 220
black elastomer

cotton tissed inner layer

CG-05 (*) 00 500 0.5 latex 90

CG-10 (*) 0 1000 1.0 latex 200

CG-10 (*)-AM 0 1000 1.0 two color latex rolled edge 210

* Add size: A, B, C, D.

Used as outer glove.
Silicon grain leather, 
very flexible.
Large protective cuff 
in chrome tanned hide.
Adhesive strap.

Overgloves

CG-98 (*) Weight: 0.170 kg

Made from reinforced
waterproof fabric for 
transport of rubber gloves
in vehicles and tool boxes.
Rear loop for belt and snaps.

Carrying bag

CG-36 60 x 180 x 400 mm - Weight: 0.120 kg

IEC-60903

* References to be completed by size A, B, C, D
Correspondence with standard sizes: A = 8, B = 9, C = 10, D = 11

Pneumatic glove tester
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