
Feature comparison 

Guide to swapping your WL18-3P130 

After a long period of continuous availability, SICK is phasing out the WL18-3P130 and to help you 

select a replacement sensor we have provided the following information; 

You have many possibilities but we have selected this sensor as the most appropriate. 

                           

WLA16P-1H162100A00 
RS Stock No: 201-1503 
 

Mechanical Installation 

The new sensor offers the latest technology but is mechanically different.  If you want to utilise 

existing brackets or mounting positions you can do this using the adaptors shown below.  

Adapter for W14/W18 – W16  (BEF-AP-W16) RS Stock No: 201-1500 
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RS Stock No: 493-7265 

 

 

 

 

 

WLA16P-1H162100A00 

RS Stock No: 201-1503 

 

SENSOR/ DETECTION 
PRINCIPLE 

Photoelectric proximity sensor, Background suppression 

SENSOR/ DETECTION 
PRINCIPLE 

Photoelectric retro-reflective sensor, autocollimation 

DIMENSIONS (W X H X D) 17.6 mm x 75.5 mm x 33.5 mm 20 mm x 55.7 mm x 42 mm 

HOUSING DESIGN (LIGHT 
EMISSION) 

Rectangular 

SENSING RANGE MAX. 0 m ... 7 m (Reflector PL80A) 0 m ... 10 m (Reflector PL80A) 

SENSING RANGE 0 m ... 5 m (Reflector PL80A) 
 

TYPE OF LIGHT Visible red light 

LIGHT SOURCE LED (Average service life: 100,000 h at 
TU = +25 °C) 

PinPoint LED (Average service life: 100,000 h at TU = 
+25 °C) 

LIGHT SPOT SIZE (DISTANCE) Ø 40 mm (2 m) Ø 80 mm (5 m) 

WAVE LENGTH 645 nm 635 nm 

ADJUSTMENT Potentiometer, 1 turn 
 

ADJUSTMENT (IO-LINK) 
 

For configuring the sensor parameters and Smart Task 
functions 

ANGLE OF DISPERSION 1.8° 
 

INDICATION (LED INDICATOR 
BLUE) 

 
BluePilot: Alignment aid 

INDICATION (LED INDICATOR 
GREEN) 

 
Operating indicator 

Static: power on 
Flashing: IO-Link mode 

INDICATION (LED INDICATOR 
YELLOW) 

 
Status of received light beam 

Static: object not present 
Static off: object present 

Flashing: Below the 1.5 function reserve 
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WLA16P-1H162100A00 

RS Stock No: 201-1503 

 

PIN 2 CONFIGURATION 
 

External input, Teach-in, switching signal 

MECHANICS/ELECTRONICS   

SUPPLY VOLTAGE 10 V DC ... 30 V DC (Limit values when 
operated in short-circuit protected 

network: max. 8 A) 

10 V DC ... 30 V DC (limit values) 

RIPPLE < 5 Vpp (May not exceed or fall below 
Uv tolerances) 

≤ 5 Vpp 

POWER CONSUMPTION 40 mA (without load) 30 mA (16 V DC ... 30 V DC, without load) 
50 mA (10 V DC ... 16 V DC, without load) 

SWITCHING OUTPUT PNP PUSH/PULL 
PNP 
NPN 

OUTPUT: QL1 / C 
 

Switching output or IO-Link mode 

OUTPUT FUNCTION Complementary Factory setting: Pin 2 / white (MF): NPN normally 
closed (light switching), PNP normally open (dark 

switching), Pin 4 / black (QL1 / C): NPN normally open 
(dark switching), PNP normally closed (light switching), 

IO-Link 

SWITCHING MODE Light/dark switching 

SIGNAL VOLTAGE PNP 
HIGH/LOW 

 
Approx. VS – 2.5 V / 0 V 

OUTPUT CURRENT IMAX. 100 mA ≤ 100 mA 

RESPONSE TIME < 500 µs (Signal transit time with resistive 
load) 

≤ 500 µs (Signal transit time with resistive load in 
switching mode. Different values possible in COM2 

mode.) 

SWITCHING FREQUENCY 1,000 Hz (with light/dark ratio 1:1) 1,000 Hz (With light/dark ratio 1:1 in switching mode. 
Different values possible in IO-Link mode) 

SIGNAL VOLTAGE NPN 
HIGH/LOW 

 
Approx. VS / < 2.5 V 
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CONNECTION TYPE Cable, 4-wire, 2 m (Do not bend below 0 
°C) 

Cable, 2 m (Do not bend below 0 °C) 

CABLE MATERIAL PVC 

CIRCUIT PROTECTION A (A = VS connections reverse-polarity 
protected) 

C (C = interference suppression) 
D (D = outputs overcurrent and short-

circuit protected) 

A (A = VS connections reverse-polarity protected) 
B (B = inputs and output reverse-polarity protected) 

C (C = interference suppression) 
D (D = outputs overcurrent and short-circuit protected) 

PROTECTION CLASS 
 

III 

WEIGHT 120 g 100 g 

POLARISATION FILTER yes 

IO-LINK 
 

yes 

HOUSING MATERIAL Plastic, ABS Plastic, VISTAL® 

OPTICS MATERIAL Plastic, PMMA 

ENCLOSURE RATING IP67 IP66 (According to EN 60529) 
IP67 (According to EN 60529) 

IP69 (According to EN 60529) (Replaces IP69K with ISO 
20653: 2013-03) 

AMBIENT OPERATING 
TEMPERATURE 

–40 °C ... +60 °C 

AMBIENT STORAGE 
TEMPERATURE 

–40 °C ... +75 °C 

UL FILE NO. NRKH.E181493 & NRKH7.E181493 

SAFETY-RELATED 
PARAMETERS 

  

MTTFD 1,759 years 627 years 

DCAVG 0% 

https://uk.rs-online.com/web/p/photoelectric-sensors/2011503/?relevancy-data=636F3D3126696E3D4931384E53656172636847656E65726963266C753D656E266D6D3D6D61746368616C6C7061727469616C26706D3D5E5B5C707B4C7D5C707B4E647D2D2C2F255C2E5D2B2426706F3D31333326736E3D592673723D2673743D4B4559574F52445F53494E474C455F414C5048415F4E554D455249432673633D592677633D4E4F4E45267573743D574C413136502D3148313632313030413030267374613D574C413136502D314831363231303041303026&searchHistory=%7B%22enabled%22%3Atrue%7D


Feature comparison 

 
WL18-3P130 

RS Stock No: 493-7265 

 

 

 

 

 

WLA16P-1H162100A00 

RS Stock No: 201-1503 

 

COMMUNICATION 
INTERFACE 

  

COMMUNICATION 
INTERFACE 

 
IO-Link V1.1 

CYCLE TIME 
 

2.3 ms 

COMMUNICATION 
INTERFACE DETAIL 

 
COM2 (38,4 kBaud) 

PROCESS DATA LENGTH 
 

16 Bit 

PROCESS DATA STRUCTURE 
 

Bit 0 = switching signal QL1 
Bit 1 = switching signal QL2 

Bit 2 ... 15 = empty 

VENDORID 
 

26 

DEVICEID HEX 
 

0x80016C 

DEVICEID DEZ 
 

8388972 

SMART TASK   

SMART TASK NAME 
 

Base logics 

LOGIC FUNCTION 
 

Direct 
AND 
OR 

Window 
Hysteresis 

TIMER FUNCTION 
 

Deactivated 
On delay 
Off delay 

ON and OFF delay 
Impulse (one shot) 

INVERTER 
 

Yes 

SWITCHING FREQUENCY 
 

SIO Direct: 1000 Hz (SIO Direct: sensor operation in 
standard I/O mode without IO-Link communication and 
without using internal sensor logic or time parameters 
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(set to direct/deactivated).) 
SIO Logic: 800 Hz (SIO Logic: Sensor operation in 

standard I/O mode without IO-Link communication. 
Sensor-internal logic or timing parameters plus 

Automation Functions used.) 
IOL: 650 Hz (IOL: Sensor operation with full IO-Link 

communication and usage of logic, timing and 
Automation Function parameters.) 

RESPONSE TIME 
 

SIO Direct: 500 µs (SIO Direct: sensor operation in 
standard I/O mode without IO-Link communication and 
without using internal sensor logic or time parameters 

(set to direct/deactivated).) 
SIO Logic: 600 µs (SIO Logic: Sensor operation in 

standard I/O mode without IO-Link communication. 
Sensor-internal logic or timing parameters plus 

Automation Functions used.) 
IOL: 750 µs (IOL: Sensor operation with full IO-Link 

communication and usage of logic, timing and 
Automation Function parameters.) 

REPEATABILITY 
 

SIO Direct: 150 µs (SIO Direct: sensor operation in 
standard I/O mode without IO-Link communication and 
without using internal sensor logic or time parameters 

(set to direct/deactivated).) 
SIO Logic: 300 µs (SIO Logic: Sensor operation in 

standard I/O mode without IO-Link communication. 
Sensor-internal logic or timing parameters plus 

Automation Functions used.) 
IOL: 750 µs (IOL: Sensor operation with full IO-Link 

communication and usage of logic, timing and 
Automation Function parameters.) 

SWITCHING SIGNAL QL1 
 

Switching output 

SWITCHING SIGNAL QL2 
 

Switching output 

CLASSIFICATIONS   

ECL@SS 5.0 27270902 27270904 

ECL@SS 5.1.4 27270902 27270904 

ECL@SS 6.0 27270902 27270904 

ECL@SS 6.2 27270902 27270904 
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ECL@SS 7.0 27270902 27270904 

ECL@SS 8.0 27270902 27270904 

ECL@SS 8.1 27270902 27270904 

ECL@SS 9.0 27270902 27270904 

ETIM 5.0 EC002717 EC002719 

ETIM 6.0 EC002717 EC002719 

UNSPSC 16.0901 39121528 
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