MON oR"

PDM-300 - Dynamic Desk Mic

PA desktop microphone, with gooseneck.

» Dynamic, cardioid characteristic
» Low-noise push-to-talk switch, latching or non-latching
* 1m helix cable, balanced, with 6.3mm mono plug
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MON oR"

Technical data

General information :
Frequency range : 60-12,000Hz

Sensitivity : 3.2mV/Pa/lkHz
Impedance : 600 Ohm

S/N ratio D o-

Admiss. ambient temp. : 0-40 °C

Power supply D -

Dimensions

console housing only : 120x60x160mm
Total length of gooseneck : 310mm

Weight : 1,100g
Connections : 6.3mm plug
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