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(MINIMUM SOLDERPATHLENGTH 3.0 MM.

ECN EHO-0870-03

27-08-03 EL

EHO1-0232-04

16 FEB 04 | EL

PACKAGING

NOTES:

/3\, WITHOUT VACUUM TAPE.
Acomme OUTS OPTIONAL.
/6\ TIN OVER NICKEL PLATING.

2 FOR PACKAGING SEE SHEET 2 AND 3

& TAPE FOR VACUUM P&P ONLY FOR NUMBERS 7-/8-7/9-

0o o ‘ ACCORDING EIA-481 / DIN IEC 286
e <
i REEL 330 DIA
|
|
. _! 900 CONNECTORS ON REEL
NR OF A" |"B” WITH WITHOUT
POS MAX |VACTAPE |VAC.TAPE
PN PN
4 381 (9,7 |7-338069-4|0-338069-4
6 635 (12,2 |7-338069-6|0-338069-6
8 889 [14.,7 |7-338069-8]0-338069-8
LL CONTACTS 10 43 |17.3 |8-338069-0 1-338069-0
12 1397 (19,8 |B-338069-2|1-338069-2
14 1651 (22,4 |8-338069-4|1-338069-4
16 19.05 (24,9 |8-338069-61-338069-6
18 2159 |27,4 |8-338069-8|1-338069-8
20 2413 (30,0 |9-338069-0|2-338069-0
24 29.21 |35,0 |9-338069-4 2-338069-4
3 Tape -
2 Female contact Phosphorbronze - /6\
1 Female housing PA 46 Red
Iltem no.|Description Material Finish
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