FULL

Protect your asset

=D 1080p All-In-One Security Video System

SAMSUNG

SDH-B74041

8 Channel Full HD DVR Security System

DVR

8 Channel Full HD DVR Security System

- 1TB surveillance class hard drive

- PCand Mac Compatible

« Free Android and iOS app for remote viewing
- Easy network setup by QR code scan
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Camera
- Wide angle field of view

- 3 Dimensional noise reduction for clear

video quality at low light conditions

« True Day & Night with ICR for perfect color reproduction

- |P66 weather resistant
« Night vision up to 130ft

4
H

Cameras High Definition

W
(A 3 " 1301t
w * (82ft)

Wide Angle
Viewing

P66 Rated Night Vision

) *
- .
Q.
M

True Day & Night



8 Channel Full HD DVR Security System SDR-874301

DESCRIPTION
Video Inputs 8CHBNC
- Resolution 1,920x1,080 (Full HD) / 1,280x1,080 (HD) / 960 x 480 (960H)
Frame Rate NTSC:: 240fps@ 1,920x1080 / 240fps@1,280x720 / 240fps@960x480
Live Resolution 1080p/ 720p / 960H
Multi Screen Display Single /Quad / Eight / Sequence
Performance
- Embedded Linux
Operating System Installation wizard support
Compression H.264
Recording Bandwidth Up to 120fps@1,920x1,080 / Up to 240fps@1,280x720 / Up to 240fps@960x480
SDR-B74301 Mode Manual, Schedule (Continuous/Event), Event(Pre/Post)
Recording Event Video Loss, Motion (Sensitivity Level 1~8)
Overwrite Modes Off /On (Auto/1/3/7/14/30/90days)
Pre-alarm Min. 1sec
Post-alarm Up to 5min (30sec, 1/2/5min)
Search Mode Date/time, Event, Motion
Fast forward / backward (2x, 4x, 8x, 16x)
Search & .
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9 Playback Playback Function Slow forward (1/2x, 1/4x, 1/8x,1/16x)
Step Forward
(applicable for local DVR only)
SDC-9443BC Transmission speed Max.120fps@1080p
Bandwidth Up to 32Mbps
Live Stream Max.120fps@1080p
D|menS|onS Max. Remote Users 20 (Max. bandwidth 32M)
Network (IPv4) TCP/IP, UDP/IR, RTP(UDP), RTP(TCP), RTSP, NTR, HTTR, DHCP(Server, Client), PPPoE, SMTP, DNS,
Protocol Support DDNS.
, UPnP
Monitoring Webviewer, Mobile Viewer
Supported OS

- PC:Windows® XPWindows® Vista,Windows® 7 Windows® 8 Mac OS X® 10.9 or above
Mobile :Android Ver3.0 or above i05° 5.1 or above
Web / App viewer Supported Browser

o - Microsoft Internet Explorer (Ver. 11,10,9,8),Moxzilla Firefox Ver 19.x or higher,
< SmartPhone Google Chrome Ver 44.x or lower
§ Safari®5.1or above
Protocol Support TCP/IP, UDP/IP, UDP, P2P
Transmission Speed Max.25fps@CIF (Single channel)
Max. remote users 20 (Max. bandwidth 32M)
" - Internal HDD 1 SATAHDD (178)
300(11.8") ‘ Storage USB (Back up)/File Format (Back up) | 2 USB Ports / H.264, AVI, MP4
Security Password Protection 1 Admin, 6 Users
l 09, _@:@efe E@“ Interface _
000’ ®0© O am=» VGA 1VGA (1,024x768,1,280x1,024, 1,280x720, 1,440x900, 1,920x1,080)
Monitors HDMI 1 HDMI (1,024x768, 1,280x1,024, 1,280x720, 1,440x900, 1,920x1,080)
Simulatneous Output VGA and HDMI
g Audio Inputs / Output 4CHRCAIn/1CHRCA out
o Compression/Sampling Rate G.711,8KHz
Alarm Remote Notification Notification via e-mail
Connections Ethernet 1RJ4510/100 Base-T
USB/ Application Support USB 2.0, 2 ports (Front/Rear) / Mouse, Remote control
General
Hlectrical Input Voltage 12V/2A DC Adaptor
Power Consumption 10W (HDD not included)
Environmental Operating Temperature / Humidity | 0°C~+40°C (32°F ~ 104°F) / 20% ~ 85%RH
Mechanical Dimensions (WxHxD) 300x220x52mm (11.81"x8.66" x 2.05")
‘ Weight (With hard disks) 1.44kg
0SD Lauguage English, French, Spanish
Mechanical / Package information
Dimensions (WxHxD) 472 x282 x440mm (17.5"x8.15"x 12.2")
Weight 6.35Kg
SDC-9443BC
o VIDEO
o Imaging Device / Effective Pixels 2M CMOS (1/2.7")
8 Effective Pixels / Scanning System 1,920(H)x1,080(v) / Progressive, 30fps
Synchronization / Horizontal Resolution Internal / 1080p
Min. lllumination / Camera Output 0Lux (IRLED ON) / 1CH BNC (Max.Transmission length : 180ft)
SDC-9443BC LENS
Focal Length / Max. Aperture Ratio 3.6mm/F2.1
Angular Field of View D:105°/ H:88°/V:46°
i OPERATIONAL
Klt Contents Shutter Mode / Gain Control Auto(Rolling Shutter) / Auto
. ~ White Balance / Digital Noise Reduction Auto (1,800~10,500°K) /3D DNR
DVR(SDR-B74301) Wide Dynamic Range / OSD N/A/N/A
» Camera(SDC-9443BC) 4ea Refresh Rate / Day &Night 50Hz/60Hz / Color, Black White, Auto
« Remote control / Batteries Flickerless / IR Distance Auto / 130ft (Ambient lighting) / 82ft (Total darkness)
. ENVIRONMENTAL
* Mouse / Power Adapter 2ea/ 1 to 4 Power Splitter Operating Temperature / Humidity 10°C ~ +50°C (+14°F ~ +129°F) / Less than 90% R
« 60ft BNC Camera Cable 4ea Ingress Protection IP66
ELECTRICAL
+ HDMI Cable / Network Cable InputVoltage / Power Consumption DC12V/ PoE/ AW (RLEDS ON))
» CD(User Manual, Router Guide, SvideoPlayer s/w) MECHANICAL
« Quick Start Guide Color / Material White / Metal .
Dimensions (WxHxD) / Weight 68mm x 149mm x 68 (2.68" x 5.57" x 2.68") / 0.32kg

Remote Viewing Made Easy

Gone are the days of complicated network setup where
port fowarding is involved. Connecting your mobile
device to the DVR system is an easier process than before.
Simply download the free WiseView app and scan the QR

code located on the DVR.
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