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RS Pro Stainless Steel Globe Valve, 1/2 in BSP 32 bar
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Product Details

Class 200 AlSI 316 Valve

RS Screwed End Globe Valves used for regulating flow in a pipeline and available in a variety of sizes.

Features:

1/4"-2" (DNE-DN50)
W.P: 200WOG

W.T: -20°C-200°C (-4°F-392°F)

Investment casting

Thread type: ASME B1.20.1 (NPT), DIN 2989 & BS21, ISO7/1 & EN10226

Materials:

Body, Bonnet and Disc - ASTM A351-CFaM

Seal and Packing - PTFE

Washer, Gland Ring and Stem Nut - AISI 304
Cap Nut and Stem - AISI 316

Handle and Nameplate - Aluminium

H

Globe Valves-Industrial Pipeline-Valves

s : OPEN CLOSE w Weight (kg)

8 52 103 ol 70 0.3

10 52 103 91 70 0.3

15 52 103 91 70 0.3
20 66 n 100 80 0.5
25 76 121 104 80 0.7
32 86 156 135 | 20 1
40 94 147 133 | 90 1.3
50 118 175 154 I 100 22
65 _ 150 199 171 I 140 - 1

unit:mm
NPS L s — w Weight (Ib)

1/4* 2.05 4.06 3.58 \ 2.76 0.7
3 2.05 4.06 3.58 2.76 0.7
/2 2.05 4.06 3.58 2.76 0.7
34 2.6 4.37 3.94 3.15 ]

1" 2.99 4.76 4.09 3.15 1.4
1-1/4* 3.39 6.14 5.31 354 2.1
112 37 5.79 5.24 3.54 2.8

2 4.65 6.89 6.06 394 47
2172 5.91 7.83 6.73 551 .

unit:in




Specifications:

Connection

Maximum Working Pressure
Body Material

Connection Gender

Thread Size

Thread Standard

1/2 in BSP

32 bar
Stainless Steel
Female

1/2in

BSP




