Heat-Shrink & Cold-Shrink Sleeves %

FEATURES

B RS PRO Heat Shrink Tubing,
e Black 12.7mm Sleeve Dia. x
10m Length 2:1 Ratio

Flexible polyolefin
tubing

Shrinks at low
temperature

Ideal for delicate or
temperature
sensitive equipment

Easy to store,
access and
dispense

Supplied on small
reels within the box

RS Professionally Approved Products bring to you professional
quality parts across all product categories. Our product range has
been tested by engineers and provides a comparable quality to the
leading brands without paying a premium price.
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Product Description

This RS Pro, flexible heat shrinkable tubing has a low shrink temperature and is ideal for using with
delicate or temperature sensitive equipment. It is ideal for general purpose applications such as wire
insulation and protection, reinforcement of terminations and joints, cable bundling and colour coding.

General Specifications

Sleeve Type Heat Shrink
Colour Black
Adhesive Lined No

Shrink Ratio 2:1
Material Polyolefin
Flame Retardant No
Halogen Free No

Electrical insulation and protection of resistors and
capacitors, Environmental protection against moisture,
dust, and chemicals, Mechanical protection to wires and
small parts from abrasion, Mechanical strain relief on
cable and connector joints to prevent damage caused
by flexing or bending, Bundling and organizing harness
wires, cable, and tubing, Colour coded identification of
cables, wires, and components

Application

Electrical Specifications

Volume Resistivity Min.1x10140hm.cm
Voltage Resistance AC2.5KV x 60 sec, No breakdown
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H&

Mechanical Specifications

Sleeve Diameter 12.7mm
Shrunk Diameter 6.3m

Sleeve Length 10m

Tensile Strength 10.4MPa (min.)
Elongation 200% (min.)
Flexibility Flexible
Longitudinal Change -15%

Chemical Properties
Flammability Flammable
Water Absorption 23°C x 24 hours,max.0.30%

Operation Environment Specifications

Operating Temperature -55°C to 105°C

Shrink Temperature 90°C

Approvals

Standards Met ELV, RoHS Compliant, SFP (R4-0580)

Declarations
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Part Number Color Dimensions
AS Supplied (mm) | Alter Recavery Wall Thacknass
{mm} Shirunk

D (L.D.min. } d {l.D.max.) w (mm)

700-4453 Clear 3.0 1.0 0.60:0.10
700-4456 Clear 8.0 20 0.70:0.10
700-4450 Clear 8.0 30 0.80:0.15
7004460 Clear 120 a0 0.85:0.15
7004462 Cloar 18.0 5.0 1.00:0.15
T00-4466 Clear 24.0 B0 1.20:0.20
7004475 Yeliow 3.0 1.0 0.60:0.10
700-44 78 Yoliow 8.0 20 0.70:0.10
700-4472 Yeliow 8.0 30 0.80:0.15
7004481 Yellow 12.0 40 0.85:0.15
TO0-4454 Yolow 18.0 50 1.00:0.15
7004488 Yellow 24.0 8.0 1.20:0.20
700-4497 Blue 30 1.0 0.60:0.10
700-4490 Blue 8.0 20 0.70:0.10
7004494 Blue 8.0 30 0.80:0.15
700-4504 Blue 12.0 40 0.85:0.15
7004507 Blue 180 5.0 1.00z0.15
700-4501 Blue 24.0 B0 1.20:0.20
7004510 Red 3.0 1.0 0.60:0.10
7004513 Red 6.0 20 0.70:0.10
T00-4517 Ried 8.0 a0 0.80:0.15
7004526 Red 120 40 0.85:0.15
700-4529 Red 18.0 6.0 1.00:0.15
0 ERE) Red 2.0 i) 1207030
7004532 Black 30 10 0.6020.10
700-4535 Black 8.0 20 0.70:0.10
700-4530 Black 8.0 30 0.80:0.15
700-4548 Black 12.0 40 0.85:0.15
T00-4541 Black 18.0 5.0 1.00:0.15
700-4545 Black 24.0 8.0 1.20:0.20
700-4554 White 30 10 0.60:0.10
7004557 White B.0 20 0.70:0.10
7004551 White 9.0 30 0.80:0.15
700-4560 White 12.0 40 0.85:0.15
7004567 White 18.0 5.0 1.00:0.15
700-4573 White 24.0 80 1.20:0.20
700-4582 Green | Yellow 3.0 1.0 0.60:0.10
7004580 Green | Yellaw 6.0 20 0.70:0.10
[ T00-4505 Green | Yellow 9.0 30 0.8020.15
7004608 Green / Yellow 120 40 0.85:0.15
700-4611 Groon / Yellow 18.0 6.0 1.00:0.15
7004518 Green | Yellaw 24.0 8.0 1.20:0.20
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RS Stock Mo.
T00-42453
TO0-4456
T00-4450
T00-24659
004462
T00-4466
T00-4247T5
TO0-4478
70042472
To0-4481
TO0-4484
7004488
T00-4497
004490
7004404
004504
TO0-4507
7004501
T00-4510
7004513
TO0-4517
TO0-4526
004520
7004523
7004532
TO0-4535
T00-45309
004548
004541
004545
T00-4 554
TO0-4557
7004551
T00-4560
TO0-4 567
7004573
7004582
TO0-4 585
7004505
To0-4808
To0-4E11
Fo0-4E18

CROSS REFFERENCE LIST

Description

Heatshrink tube clear 3"1mm
Heatshrink fube clear G2mm
Heatshrink tube clear 73mm
Heatshrink tube clear 124 mm
Heatshrink fube clear 1B/&mm
Heatshrink tube clear 24/Bmm
Heatshrink tube yellow 3/ 1mm
Heatshrink tube yellow G/2mm
Heatshrink tube yellow B3 3mm
Heatshrink tube yellow 12/4mm
Heatshrink tuba yellow 18/&6mm
Heatshrink tube yellow 24/Bmm
Heatshrink tuba bluse 3Mmm
Heatshrink fube blue B/2mm
Heatshrink tuba bluse 9'3mm
Heatshrink tube blus 1.2548mm
Heatshrink fube blus 18/6mm
Heatshrink tube bluse 24/8mm
Heatshrink tube red 3/1mm
Heatshrink fuba red 6/2mm
Heatshrink tube red 93mm
Heatshrink tube red 124 mm
Heatshrink fubea red 18/&mm
Heatshrink tube red Z24/8mm
Heatshrink tuba black 3/1mm
Heatshrink tuba black &/2mm
Heatshrink tube black 8/3mm
Heatshrink tubae black 124mm
Heatshrink fube black 188mm
Heatshrink tube black 24/8mm
Heatshrink tuba white 311 mm
Heatshrink fuba white & 2mm
Heatshrink tuba white 8/3mm
Heatshrink tuba white 124mm
Heatshrink fube whibte 188mm
Heatshrink tuba white 24/8mm
Heatshrink tube gresnfyeallow 31 mm
Heatshrink fube greenfyellow &/2mm
Heatshrink tube gresnfyallow 8/ 3mm
Heatshrink tube greenfyellow 124mm
Heatshrink tube green/yellow 18/8mm
Heatshrink tube gresnfyellow 24/8mm
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