
|SERIESONE DR 
AC & DC OUTPUT SINGLE CHANNEL & AC OUTPUT DUAL CHANNEL SOLID STATE RELAYS

INSTALLATION INSTRUCTIONS

INSTALLATION GUIDE

Please read all installation instructions before using 
SeriesOne DR SSRs.
• Install the relay on the DIN rail (as shown in 

drawing).
• Wire the relay to the input side. AWG #22 

minimum, AWG #16 maximum (0.3-1.3 mm2). 
Temperature rating of 111ºC.

• Wire the relay to the output side. AWG #22 
minimum (0.3 mm2), AWG #14 (2.1 mm2) x 2 or 
AWG #12 (3.3 mm2) x 1 (standed/solid) maximum. Temperature rating of 111ºC.

• Maximum recommended terminal screw torque input 4.4 lb-in (0.5 Nm) & output 7 
lb-in (0.8 Nm).

• If multiple units are installed be sure to follow derating curves (reverse side of this 
sheet).
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GENERAL NOTES
(A) Not all combinations of ratings are available.
(B) No grounding wire required. DC inductive loads must be diode suppressed.
(C) 4 Pin connector for dual channel output only. Mating connector: MOLEX 050579404 or equivalent.
(D) 4 Terminal screws Pozidrive #1, 3/16 in (4.8 mm).
(E) Minimum wire insulation strip length 0.20 in (5.1 mm), maximum 0.28 in (7.1 mm).
(F) THIS EQUIPMENT IS OPEN-TYPE DEVICE AND IS MEANT TO BE INSTALLED IN AN ENCLOSURE SUITABLE FOR THE ENVIRONMENT SUCH THAT 
THE EQUIPMENT IS ONLY ACCESSIBLE WITH THE USE OF A TOOL. SUITABLE FOR USE IN CLASS I, DIVISION 2, GROUPS A, B, C AND D HAZARDOUS 
LOCATIONS, OR NON-HAZARDOUS LOCATIONS ONLY. WARNING - EXPLOSION HAZARD - DO NOT DISCONNECT EQUIPMENT WHILE THE CIRCUIT IS LIVE 
OR UNLESS THE AREA IS KNOWN TO BE FREE OF IGNITABLE CONCENTRATIONS. WARNING - EXPLOSION HAZARD - SUBSTITUTION OF ANY COMPONENT 
MAY IMPAIR SUITABILITY FOR CLASS I, DIVISION 2. Page 1
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Single and multiple units for DRxx03

Installed single unit, distance to 
adjacent components ≥11 mm for 
DRxxx06, DR10D10 and ≥18 mm for 
DRxxx12, DR10D24 & DRDxxD06

Multiple units, no minimum spacing 
between components

For Single Channel Version For Dual Channel Version
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CONTACT USSensata Technologies, Inc. (“Sensata”) data sheets are solely intended to assist designers (“Buyers”) who are developing systems that incorporate Sensata products (also referred to herein as 
“components”). Buyer understands and agrees that Buyer remains responsible for using its independent analysis, evaluation and judgment in designing Buyer’s systems and products. Sensata data 
sheets have been created using standard laboratory conditions and engineering practices. Sensata has not conducted any testing other than that specifically described in the published documentation for 
a particular data sheet. Sensata may make corrections, enhancements, improvements and other changes to its data sheets or components without notice.
Buyers are authorized to use Sensata data sheets with the Sensata component(s) identified in each particular data sheet. HOWEVER, NO OTHER LICENSE, EXPRESS OR IMPLIED, BY ESTOPPEL OR 
OTHERWISE TO ANY OTHER SENSATA INTELLECTUAL PROPERTY RIGHT, AND NO LICENSE TO ANY THIRD PARTY TECHNOLOGY OR INTELLECTUAL PROPERTY RIGHT, IS GRANTED HEREIN. SENSATA 
DATA SHEETS ARE PROVIDED “AS IS”. SENSATA MAKES NO WARRANTIES OR REPRESENTATIONS WITH REGARD TO THE DATA SHEETS OR USE OF THE DATA SHEETS, EXPRESS, IMPLIED OR 
STATUTORY, INCLUDING ACCURACY OR COMPLETENESS. SENSATA DISCLAIMS ANY WARRANTY OF TITLE AND ANY IMPLIED WARRANTIES OF MERCHANTABILITY, FITNESS FOR A PARTICULAR 
PURPOSE, QUIET ENJOYMENT, QUIET POSSESSION, AND NON-INFRINGEMENT OF ANY THIRD PARTY INTELLECTUAL PROPERTY RIGHTS WITH REGARD TO SENSATA DATA SHEETS OR USE THEREOF.
All products are sold subject to Sensata’s terms and conditions of sale supplied at www.sensata.com SENSATA ASSUMES NO LIABILITY FOR APPLICATIONS ASSISTANCE OR THE DESIGN OF BUYERS’ 
PRODUCTS. BUYER ACKNOWLEDGES AND AGREES THAT IT IS SOLELY RESPONSIBLE FOR COMPLIANCE WITH ALL LEGAL, REGULATORY AND SAFETY-RELATED REQUIREMENTS CONCERNING ITS 
PRODUCTS, AND ANY USE OF SENSATA COMPONENTS IN ITS APPLICATIONS, NOTWITHSTANDING ANY APPLICATIONS-RELATED INFORMATION OR SUPPORT THAT MAY BE PROVIDED BY SENSATA.
Mailing Address: Sensata Technologies, Inc., 529 Pleasant Street, Attleboro, MA 02703, USA.

ORDERING OPTIONS (E, F) 

Series

DR

Operating Voltage

06: 1-60 VDC
10: 1-100 VDC
24: 24-280 VAC
48: 48-600 VAC

Control Voltage

D: 4-32 VDC
A: 200-265 VAC (AC Output Only)
B: 90-140 VAC (AC Output Only)
E: 18-36 VAC (AC Output Only)

Rated Load Current

03: 3 Amps
06: 6 Amps
10: 10 Amps (100 VDC only)
12: 12 Amps
24: 24 Amps (100 VDC only)

Switching Type

Blank: Zero Voltage Turn-On  (AC Output Only)
R: Instantaneous Turn-On  (AC Output, D suffix Only)

DR 06 D 12 R

Required for valid part number
For options only and not required for valid part number

Single Channel (A)

Series

DRD

Operating Voltage

24: 24-280 VAC
48: 48-600 VAC

Control Voltage

D: 4-32 VDC

Rated Load Current

06: 6 Amps

Switching Type

Blank: Zero Voltage Turn-On  (AC Output Only)
R: Instantaneous Turn-On  (AC Output, D suffix Only)

DRD 24 D 06 R

Required for valid part number
For options only and not required for valid part number

Dual Channel
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