
 

Material: 70% flute length is made of HSS. 

Standard：DIN345 

Point Angle：118º  

Surface: Black Finish 
Package: 1pc in a plastic tube 

 
Product Details: 

1 
7844762 13.00  182 101 1 
7844765 14.00  189 108 1 
7844769 15.00  212 114 2 
7844778 16.00  218 120 2 
7844771 17.00  223 125 2 
7844775 18.00  228 130 2 
7844784 19.00  233 135 2 
7844787 20.00  238 140 2 
7844781 21.00  243 145 2 
7844790 22.00  248 150 2 
7844793 23.00  253 155 2 
7844797 25.00  281 160 3 
7844807 26.00  286 165 3 
7844800 28.00  291 170 3 
7844804 30.00  296 175 3 
7844813 31.00  301 180 3 

 

 

Product Datasheet 

DIN345 Morse Taper Shank Drill 

RS Art.No. Dia.(mm) Overall Length(mm) Flute Length(mm) MK 
7844753 12.00  182 101 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price.
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