
ENGLISH

Datasheet
Hexagon Head Bolt – DIN 931
Grade 8.8 BZP Finish
Thread lengths up to 125mm= 2xdiameter plus 6mm 
125mm – 200mm = 2xdiameter plus 12mm
Over 200mm = 2xdiameter plus 25mm

d1 M5 M6 M8 M10 M12 M14 M16 M20 M24

e 8.79 11.05 14.38 18.90 21.10 24.49 26.75 35.72 39.98

k 3.8 4 5.3 6.4 7.5 8.8 10 13 15

s 8 10 13 17 19 22 24 30 36

Please view our full range listing below

RS Stock No  Size
 

9173084 5 x 25

9173087 5 x 30

9173081 5 x 35

9173090 5 x 40

9173093 5 x 45

9173097 5 x 50

9173107 6 x 25

279537 6 x 30

279543 6 x 35

279559 6 x 40

9173100 6 x 45

279565 6 x 50

9173104 6 x 55

279571 6 x 60

9173113 6 x 65

9173116 6 x 70

RS Stock No  Size RS Stock No  Size

9173110 6 x 75

9173129 6 x 80

9173122 6 x 90

9173126 6 x 100

9173135 6 x 110

9173138 8 x 30

279587 8 x 35

279593 8 x 40

279600 8 x 45

279616 8 x 50

9173132 8 x 55

279622 8 x 60

9173141 8 x 65

279638 8 x 70

279644 8 x 75

279650 8 x 80

279666 8 x 90

279672 8 x 100

9173144 8 x 110

9173148 8 x 120

9173157 8 x 130

9173150 8 x 140

9173154 8 x 150

9173163 10 x 35

279688 10 x 40

279694 10 x 45

279701 10 x 50

9173166 10 x 55

279717 10 x 60

9173160 10 x 65

279723 10 x 70

9173179 10 x 75

279739 10 x 80

279745 10 x 90

279751 10 x 100

9173172 10 x 110

9173176 10 x 120

9173185 10 x 130

9173188 10 x 140

9173182 10 x 150

9173191 10 x 160

9173194 10 x 180

9173198 10 x 200

279767 12 x 40

279773 12 x 45

279789 12 x 50

9173208 12 x 55

279795 12 x 60

RS Stock No  Size

Cont’d....

d1

k l

e

s



9173270 14 x 100

9173273 14 x 110

9173277 14 x 120

9173286 14 x 130

9173289 16 x 45

279868 16 x 50

279874 16 x 55

279880 16 x 60

279896 16 x 65

279903 16 x 70

279919 16 x 75

279925 16 x 80

279931 16 x 90

279947 16 x 100

9173283 16 x 110

279953 16 x 120

9173292 16 x 130

9173295 16 x 140

9173299 16 x 150

9173309 16 x 160

9173302 16 x 170

9173306 16 x 180

9173315 16 x 190

9173318 20 x 55

279969 20 x 60

279975 20 x 65

279981 20 x 70

9173312 20 x 75

279997 20 x 80

277553 20 x 90

277569 20 x 100

9173321 20 x 110

277575 20 x 120

277581 20 x 130

9173324 20 x 140

277597 20 x 150

9173328 20 x 160

9173337 20 x 170

9173330 20 x 180

9173334 20 x 190

9173343 20 x 200

9173346 20 x 220

1933368 24 x 70

1933369 24 x 80

1933370 24 x 90

1933371 24 x 100

1933372 24 x 120

1933373 24 x 130

1933374 24 x 140

1933375 24 x 150

279802 12 x 65

279818 12 x 70

279824 12 x 75

279830 12 x 80

279846 12 x 90

279852 12 x 100

9173201 12 x 110

9173205 12 x 120

9173214 12 x 130

9173217 12 x 140

9173211 12 x 150

9173220 12 x 160

9173223 12 x 170

9173227 12 x 180

9173236 12 x 200

9173239 12 x 220

9173233 12 x 230

9173242 12 x 240

9173245 12 x 250

9173249 14 x 50

9173258 14 x 55

9173251 14 x 60

9173255 14 x 65

9173264 14 x 70

9173267 14 x 80

9173261 14 x 90
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Hexagon Head Bolt – DIN 931
Grade 8.8 BZP Finish
Thread lengths up to 125mm= 2xdiameter plus 6mm 
125mm – 200mm = 2xdiameter plus 12mm
Over 200mm = 2xdiameter plus 25mm


