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Standard Profile Covers for Double-Row MT Receptacle Assemblies

AMPMODU Interconnection System

Note: All part numbers are RoHS compliant.

M
T Standard Profile Covers

5

.850
[21.59]

Material
Black thermoplastic, flame retardant

Related Product Data
For use on Double-Row MT Receptacle
Assemblies — pages 256, 257

Technical Documents — 
pages 277, 278

Product Specification
108-25015, 108-25018, 108-25030
Application Specification
114-25032
Instruction Sheet
408-6532

.095
[2.41]
Typ.

.150
[3.81]

1.120
[28.45]

.468
[11.89]

Assembled*

Top View

Bottom View

1.120
[28.45]

L

G - Hermaphroditic Cover
(Two hermaphroditic covers can be used or
one hermaphroditic cover can be used with
an H Ejection Cover.)

H - Ejection Cover
(Mates with AMP-LATCH universal ejection style
pin headers equipped with latching ears, Part No.
102185-2 (with push tabs) or Part No. 102312-2
(without push tabs), see Tyco Electronics Catalog
82012.

*Dimension applies to cover when
installed on connector housing.

Low Profile Covers Standard Profile Covers
Front Covers Back Covers

No. of Dimension E G HPos. L A B C D Shielding and F Hermaphroditic Ejection
Polarizing Latching Ejection Non-Polarizing Non-Shielding Shielding

Applications Applications

6 .300 [7.62] 102540-1 — 102537-1 102541-1 102536-1 — 102396-1 —
8 .400 [10.16] 102540-2 — 102537-2 102541-2 102536-2 — 102396-2 —
10 .500 [12.70] 102540-3 — 102537-3 102541-3 102536-3 — 102396-3 —
12 .600 [15.24] 102540-4 102681-1 102537-4 102541-4 102536-4 102823-5 102396-4 —
14 .700 [17.78] 102540-5 102681-2 102537-5 102541-5 102536-5 102823-6 102396-5 —
16 .800 [20.32] 102540-6 102681-3 102537-6 102541-6 102536-6 102823-7 102396-6 —
18 .900 [22.86] 102540-7 102681-4 102537-7 102541-7 102536-7 102823-1 102396-7 —
20 1.000 [25.40] 102540-8 102681-5 102537-8 102541-8 102536-8 102823-4 102396-8 103268-6
22 1.100 [27.94] 102540-9 102681-6 102537-9 102541-9 102536-9 102823-8 102396-9 —
24 1.200 [30.48] 1-102540-0 102681-7 1-102537-0 1-102541-0 1-102536-0 102823-9 1-102396-0 103268-7
26 1.300 [33.02] 1-102540-1 102681-8 1-102537-1 1-102541-1 1-102536-1 1-102823-0 1-102396-1 103268-8
28 1.400 [35.56] 1-102540-2 102681-9 1-102537-2 1-102541-2 1-102536-2 1-102823-1 1-102396-2 —
30 1.500 [38.10] 1-102540-3 1-102681-0 1-102537-3 1-102541-3 1-102536-3 1-102823-2 1-102396-3 103268-9
32 1.600 [40.64] — 1-102681-1 1-102537-4 1-102541-4 1-102536-4 1-102823-3 1-102396-4 —
34 1.700 [43.18] — 1-102681-2 1-102537-5 1-102541-5 1-102536-5 1-102823-4 1-102396-5 1-103268-0
40 2.000 [50.80] — 1-102681-5 1-102537-8 1-102541-8 1-102536-8 102823-2 1-102396-8 —
50 2.500 [63.50] — 2-102681-0 2-102537-3 2-102541-3 2-102536-3 102823-3 2-102396-3 1-103268-3
60 3.000 [76.20] — — 2-102537-8 2-102541-8 2-102536-8 — 2-102396-8 —
64 3.200 [81.28] — — 3-102537-0 3-102541-0 3-102536-0 — 3-102396-0 —


