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COMPU A \H‘ HOLE LAYOUT !
e 35491
PART NAME  [QTY MATERIAL _ |PLATING REMARKS
BODY 1 | NORYL BLACK (UL94Y0)
COVER TED |
VAIN TERMINAL A |1 | BsRO-H 0.3t | Ag | (TIP CONTACT)
CMAIN TERMINAL B |1 | BsR2-H 0.25t | Ag | (RING CONTACT)
FIX TERMINAL A |1 | BsRO-H 0.3t | Ag
FIX TERVINAL B | 1 | BsR2-H 0.3t | Ag
"EARTH TERMINMAL |1 | BsR2-H 0.4t | Ag |(SLEEVE CONTACT)
SPRING A T1[sus304 HEAT TREATHENT
SPRING B 1] "sls-304 HEAT TREATMENT
WETAL 1| BsBiZ Ni=3
P/N: M I-3528-C - 3. 5mm STEREQ JACK Unit: mm | Tol.: +/-0.3
CUSTOMER: CUSTOMER P/N: '

DATE: 1991/05/15 MARUSHIN ELECTRIC MFG. CO., LID.






