Halogen Machine Luminaire

MHW 60 110950000-00003718
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work equipment
connected load
power consumption
system of protection
class of protection
usage

luminaire body

lamp cover

tubular sections

balance of articulation joints
weight (net)

mains supply

fastening
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1 x halogen lamp QT12 60W PK22s 24V

light colour warm white, 3000 K, Color Rendering Index
(CRI)=100

without

24 V; AC/IDC

approx. 56 W

IP 54

I

switch

sectional aluminium, anodised, aluminium coloured
anodised

glass screen

steel tube, painted, silver

friction

approx. 2.5 kg

connector

2-polig

screw-down flange, table clamp (accessory), wall bracket
(accessory)
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Errors and technical changes excepted. Images can vary from original.

www.waldmann.com
© 10.2014 H. Waldmann GmbH & Co. KG



