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PRODUCT DATA

Fitting / shape: GU10/PAR 16

Wattage and lumen: 5W, 470 Im

Color: RGB, warm & cold white

Color temperature: 2700-6500K

Lifetime: 25000 h

Input voltage: 220-240V

Wi-Fi frequency: 2.4 GHz

Network protocol: IEEE802.11 b/g/n

Compatbilty: APP: DELTACO SMART HOME Amazon Alexa

Package contents:

& Google Home
Smart bulbs and manual

LOGISTICS DATA

Article number: SH-LGU10RGB-3P
Brand: DELTACO

EAN code: 7333048053886
Country of origin: China

Custom tariff number: 85414010

Master carton packing unit: 20 pcs

Master carton gross weight: 5.35kg

Master carton dimensions: 455 x 316 x 372 mm
Package type: Box

Package weight: 180 g

Package dimensions: 200 x 65 x 130 mm
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