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Mates with:
SMM, MMS

SPECIFICATIONS

For complete specifications
see www.samtec.com?TCMD

Insulator Material:
Black Glass Filled
Polyester
Terminal:

Phospor Bronze
Plating:

Sn over 50p" (1,27pm) Ni
Wire:

28 AWG 7/36 Stranded,
Tinned, Copper with
Gray PVC Insulator
Current Rating:

1A

Operating Temp Range:
-40°C to +105°C

RoHS Compliant:

Yes
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Note: TCMD Series
assemblies are non-standard,
naon-returnable.
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Specify “XX" as
number. Requires

Transfer End. Only
Socket is polarized.
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Leave blank for
=S and -D
End Options.
For-T
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(Socket
has notch
polarization)
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Specify “XX" as number of
conductors to be brol-(iiq out.

opposite position #1. 2

= Middle Reverse

Requires =DXX 5

Due fo technical progress, all designs, specifications and compangnts are subject to change without nofice.
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