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ECN NO. DATE DESCRIPTION
C201473 2020/09/24
C210024 2021/01/12
C210593 2021/04/16

QD23.0 20.6(Ref.)

10.0 2.0

Recommended
Panel Cut-Out

\*Connec%or
MIZ2*1 0

Gray
Black
Blue
White
Brown

C—SH8BXX Note : ZODNVEVGN

* RoHS Compliant

¥ @OImportant dimension
2 100mm * Waterproof rate: [PX8, unmated Im/24h
*
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XX: No. Of Pin

Pin #  Wire }
Pin Out 0

0
5:150mm Connector
0:200mm Housing: Thermoplastic, Black
I Pin: Copper alloy, Gold plated
95:950mm Shield: Metal
Coble Pitch Unit=50mm Nut: Metal
0-Ring: Rubber, Black
AO: 1000mm Wire harness: ULIOGI, 22AWG
I For ponel fthickness max: 4.5mm
A5 1500mm O-Ring and nut are assembled on connectors
Cable Pitch Unit=100mm Wire harness tolerance: 100mm: =10mm
Wire Length (L):150~1500 mm 100mm < L = 300mm: *1I5mm
Pin Assignments 300mm < L FOO0mm: +20mm
Front View [000mm < L = [500mm: +50mm
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