
RS Stock number 547-773 

Description: 
 
Industrial quality hand operated nibbling tool for cutting sheet metals, and also board materials. For use 
on aluminium and mild steels, maximum capacity 1.2mm (18SWG), Nickel-plated, pressed steel frame, 
Spring loaded lever action cutting blade. Fitted handle stop. 
 
Specifications: 
 
Cutting Capacity:   1.2 mm 
Material Cut:    Steel Sheet, Non-Ferrous Metal, Aluminium 
Overall Length:   265 mm 
Type of Cut:    Straight 
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