Inlet C14

SPECIFICATION:

Rating

Insert And Extract Force
Terminal Strength
Operating Life

Withstand Voltage

Leakage Current
Insulation Resistance

Body Material
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10A 250V AC VDE 3CKC
1.36 kgf~6.8 kgf

280N

>5000 cycles

Between all terminals: 2500V AC (50-60Hz)1min
Terminals to base: 3750V AC (50-60Hz)1min
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