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CATALOG LISTING
5 |MICRO SWITCH BZLN-2—LH
~ A DIVISION OF MARRLAPOLIS-HONEYWELL REGULATOR CONPANY Sw I TCH - ENCLOSED
1 TRASPONT, RLINIOIS - 4 S
Zo FED. MFR. CODE swzs _
N W THIS DRAWING COVERS A PROPRIETARY ITEM AND (S THE PROPERTY OF MICRO SWITCH. A DIVISION OF
Ea HONEYWELL. THIS DRAWING IS NOT TO BE COPIED OR USED WITHOUTY THE APPROVAL OF MICRO SWITCH.
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@ OPERATING FORCE— — — — — - 3 LB, MAX. CONTACT ARRANGEMENT DO NOT SCALE PRINT
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