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Product data sheet
Characteristics

NSYEX206
Hexagonal spacers M6 height 20 for raising
mounting plates, etc. Supply: 100

Main
Kategorie Mounting accessory
Product or component
type

Spacer

Range compatibility Spacial CRN
Spacial S3D
Spacial S3CM

Anwendung Multi-purpose
Nennmaße des
Gehäuses

-

Mounting location On mounting plate
Other hexagonal spacer
Switchgear

Device composition 1 spacer
Quantity per set Set of 100
Material Galvanised steel

Complementary
Fixing mode Screw-on
Height 20 mm
Width 100 mm
Depth 145 mm
ISO thread M6

Packing Units
Package 1 Weight 0.025 kg

Offer Sustainability
Sustainable offer status Green Premium product
REACh Regulation REACh Declaration
REACh free of SVHC Yes
EU RoHS Directive Pro-active compliance (Product out of EU RoHS legal scope) EU RoHS

Declaration
Mercury free Yes
RoHS exemption information Yes
China RoHS Regulation China RoHS Declaration
Environmental Disclosure Product Environmental Profile

Contractual warranty
Warranty 18 months

http://www2.schneider-electric.com/sites/corporate/en/products-services/green-premium/green-premium.page
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfReach&pid=10179103&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=10179103&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=10179103&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=10179103&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfRoHsChina&pid=10179103&lang=en-us
https://download.schneider-electric.com/files?p_Doc_Ref=ENVPEP110923EN

