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Hellermannliyton

TAG78TD1-1204
Article number: 596-12078
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Using unique numbering, graphics or barcodes these labels

In nearly all areas, but especially suitable for cable and wire identification in computer and electronic businesses.
For problem-free printing, we recommend our software Tagprint PRO.

Base Data

Colour Silver (SR)

EDP Text 1 Germany HELATAG TAG78TD1-1204-SR
EDP Text 2 Germany 104X140MM Rolle=500ST

Self adhesive (Yes/No) Yes

Type TAG78TD1-1204-SR

Product Dimensions

HR 0 mm
HR (imperial) o
Height (H) 140 mm
Height (H) (imperial) 55"
Print Method Thermal Transfer
VR 144 mm
VR (imperial) 5.67"
Width (W) 104 mm
Width (W) (imperial) 41"
Width of LIner (WL) (imperial) 4.13 "
Width of Liner (WL) 105 mm

Logisitic and Packaging

EAN code 4031026295268
Labels per Row 1

Pack Cont. 500

Pack Cont. 500

Quantity of Europallet 0

Quantity per Reel

Weight (Kg) 2.8 kg

Material and Specifications

Halogenfree YES
Material Type 1204, Polyester (PET), silver matt (SR)
Material 1204
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