
 

 

Technical form:

C100  

 
 

 

Technical characteristics:

Cond Number Nominal Section 2 x 0,35 mm²

Formation 11 x 0,20 

External Dimension (mm) 1,9 x 3,9 

Conductor Resistance Ohm/Km ±5% 60

Operative Temperature (°C) -15°/+70°

Max operative Voltage V AC 49V 

Spool or Reel 100 

Spool kind S1 

Weight Kg 1,1 

 

Description:

Polarized flat cable 
Conductors: 1 red copper and 1 tinned copper 
Sheath in PVC  

Cable for loudspeakers and Hi-Fi Car  

 
 

Available colours:

 

Grey 


