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E12432
VDOGHO080MSS00.3H04STGH040MSS Connection technology

Made in Germany

Product characteristics
Jumper

M12 plug / M12 socket
Free from halogen

Electrical data

Electrical design AC/DC
Operating voltage V] 30AC/36DC
Ambient temperature [°C] -25...80
Protection IP 68

Mechanical data

Design straight / straight
Material body PUR
Material nut Brass; nickel-plated
Tightening torque for knurled nut [Nm] plug: 0.7...0.9 / socket: 0.7...0.9
Weight [kg] 0.051
Connection PUR cable / 0.3 m; 4 x 0.25 mmz; & 6.8 mm; halogen-free
Sheath colour black
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Pack quantity [piece] 1
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