SF series : To be used in compression only.
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For application where a bottom plate is preferable and there is a need for damping heavy - load vibration.
Good for outdoor use in particular due to reinforced durability deriving from s ® wrapped by bellows-type EFDOM rubber.
Stable performance in the -20°C(-4°F) to 90°C(194°F) range.

Fesonance

part No. OptimumLoad F!es.unance Magnification Becammended
(ko/4 legs) Point{Hz) (B) Frequency(Hz)
B 11
SF-30 100—140 3—40 18—14 13—

SF-50 120—300 1015 12—18 15—




