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Product data sheet
Characteristics

LA9ZA32621
PLATE GV2 25A 45X200 IEC/UL FOR 60
BUSBAR INTERAXIS

Main
Range Linergy
Product name BZ
Device short name LA9Z
Product or component
type

Adaptors for busbar systems

Number of ways 1 way
Quantity per set Set of 4

Complementary
Range compatibility Prisma G

Prisma P
Prisma PH
Prisma Pack
TeSys GV2
TeSys D
TeSys K
Spacial

Product compatibility GV2LE
LP4K
GV2ME
LC1D
LC1K
GV2P

Poles description 3P
Permissible current 25 A
[Ui] rated insulation voltage 690 V
Cable cross section 4 mm² - AWG 12
Busbar pitch 60 mm
Width 45 mm
Height 200 mm
Depth 63 mm
Colour Grey

Environment
IP degree of protection IP20 conforming to IEC 60529

Offer Sustainability
Sustainable offer status Green Premium product
REACh Regulation REACh Declaration
REACh free of SVHC Yes
EU RoHS Directive Compliant EU RoHS Declaration
Toxic heavy metal free Yes
Mercury free Yes
RoHS exemption information Yes

http://www2.schneider-electric.com/sites/corporate/en/products-services/green-premium/green-premium.page
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfReach&pid=150110579&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=150110579&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=150110579&lang=en-us
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China RoHS Regulation China RoHS Declaration
Environmental Disclosure Product Environmental Profile

http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfRoHsChina&pid=150110579&lang=en-us
https://download.schneider-electric.com/files?p_Doc_Ref=ENVPEP120206EN

