DORMER A190 HSS

DIN 338 RN /BS 328 /1SO 235

[ | Borsatser i metallkassett, Bor type A100 1 | Borsatser i stalkassette, bortype A100
11— [ 1

Sporutfgrelse Hoyre, normalspiral Sporudfgrelse Hgjre, normalspiral

Spissvinkel 118° Spidsvinkel 118°

Overflatebehandling Dampanlapt Overfladebehandling  Dampanlgbet
Anvendelsesomrade For normale borarbeider. Anvendelsesomrade For almindelige boringsopgaver.
Anm. A= Antall bor i satsen B= Diameter Anm. A= Antal bor i satsen B= Diameter

P | L] Jobber Drill Sets, Metal Cases

il
Flute Geometry Standard Helix, Right Hand Spiral
Point Angle 118°
Surface Treatment Blue
Application General purpose drills in strong

retractable cases with each size

embossed for ease of identification
Note: A= No. of drillsin set B = Diameters in set
Entry Set Entry Set
Code No. A B Code No. A B
A1903 3 21 1/16 - 3/8 x 1/64 A190201 201 19 1,0 mm - 10,0 mm x 0,5 mm
A1904 4 11 1/16 - 3/8 x 1/32 A190202 202 51 1,0 mm - 6,0 mm x 0,1 mm
A19012 12 60 No.1 - No.60 A190203 203 41 6,0 mm - 10,0 mm x 0,1 mm
A19014 14 26 A-Z A190204 204 25 1,0 mm - 13,0 mm x 0,5 mm
A19018 18 29 1/16 - 1/2 x 1/64 A190206 206 29 1,0 mm - 13,0 mm x 0,5 mm
A19020 20 15 1/16 - U2 x 1/32 e LT
A19060 80 13 1/16 - 1/4 x 1/64 A190209 209 91 1,0 mm - 10,0 mm x 0,1 mm
A190200 200 24 1,0mm - 10,5 mmx 0,5

+3,3-4,2-6,8-10,2mm
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