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HEGPETFRX : Polyester PET braided sleeving, 3:1 ratio  

 
 

 
Description 
Expandable braided sleeving made of polyester (PET), HEGPETFRX is flame retardant and halogen-free. 

HEGPETFRX is lightweight and offers excellent characteristics in terms of abrasion, flame and cutting resistance and is 
insensitive to condensation and fungus. 

Its expandable design with 3:1 ratio allows HEGPETFRX to bundle and protect cable harnesses in a fast and easy way, 
taking up significant differences in cross sections, elbows, connections etc. 

 

 

Applications 
HEGPETFRX is particularly recommended for applications in areas like railways, aeronautics, telecommunications, public 
venues, underground cables etc. 

HEGPETFRX is an efficient and esthetic solution to protect electrical cables wherever fire and smoke need to be kept 
under control.  

Hot cutting to length means there is no fraying to the ends. 
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Properties 

Properties Results Test methods 

Material 
Polyester (PET) monofilament 

CAS No : 25038-59-9  
 

Continuous working temperature -50°C up to +150°C  

Peak temperature +175°C  

Melting point 250°C  

Flammability 

Toxicity and harm from smoke 

- Self-extinguishing type B 
- Oxygen index ≥ 32% 
- Conform 
- VW1 (black only) 
- Conform 
- Classification I2 F1 
- ITC = 24,3 

- Renault D45 1333 & FMVSS 302 
- NF EN ISO 4589-2 
- ISO 3795 
- UL 1441 
- FAR 25-853 
- NF F 16-101 
- NF X 70-100 

RoHS Complies Directive 2015/863/UE 

Environmental resistance Complies European regulations 

Colour Black (BK) with grey tracers  

 

 
 
 
Specifications 

Certifications: see above 

UL Listing File 197993 
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Dimensions 

UNS Description 

Recommended range of use Length of spool 

Min. Ø of bundle 
(mm) 

Max. Ø of 
bundle (mm) 

m 

170-81100 HEGPETFRX03 BK 2 6 200 

170-81101 HEGPETFRX06 BK 3 10 200 

170-81102 HEGPETFRX09 BK 5 16 100 

170-81103 HEGPETFRX12 BK 6 19 100 

170-81104 HEGPETFRX20 BK 13 32 100 

170-81105 HEGPETFRX30 BK 19 45 50 

170-81106 HEGPETFRX40 BK 32 70 50 

170-81107 HEGPETFRX50 BK 38 76 50 

NB: Other dimensions or lengths on request 

 


