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SPECIFICATIONS

* CONSTRUCTION

toggle switch. One pole.
Quik-connect terminals

e MATERIALS

Case : Polyester UL94-VO
Actuator : Brass, black chrome plated
Bushing : Brass, black chrome plated
Contacts : Silver/ nickel alloy

e ELECTRICAL CHARACTERISTICS

Electrical function : ON — OFF
Max.current/Voltage rating with resistive load:
: 15A 250VAC
10A 24VDC
15A 12VDC
10.000 cycles
10 milliohms
1000 Megaohms min - 500 VDC
: 2000 Vrms 50Hz min. between terminals
2500 Vrms 50Hz min.between terminals and
frame

Electrical life
Contact resistance
Insulation resistance
Dielectric strength

* MECHANICAL AND ENVIRONMENTAL CHARACTERISTICS

-20°C to +55°C
1.50Nm(1.10Ft.1lb)max.applied to nut
: 4.5mm(.177) max. between 2 nuts
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