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MRS 1

Material

Fixing
Hole
Diameter

Body
Outside
Diameter

Thickness
of Material
Minimium

Mounting
Depth

278-534

278-540

278-556

278-562

278-578

278-584

278-580

278-607

278-613

278-629

Brass

Brass

Brass

Brass

Brass

Brass

Brass

Brass

Brass

Brass

M3

M3.5

M4

M5

Mb

M3

M3.5

M4

M5

MB

4 mm

4.8 mm

5.6 mm

6.4 mm

& mm

4 mm

4.8 mm

5.6 mm

6.4 mm

8 mm

4,22 mim

5.06 mm

5.64 mm

6.65 mm

8.26 mm

4.22 mm

5.06 mm

5.64 mm

6.65 mm

8.26 mm

A4.78mm

B.35mm

7.95mm

9.35mm

12.7mm

4. 78mm

&.35mm

7.95mm

9.53mm

12.7mm

6.7 mm

8.4 mm

10.2 mm

12.2 mm

16 mm

6.2 mm

7.8 mm

9.4 mm

11.2 mm

14.8 mm

Flush

Flush

Flush

Flush

Flush

Flush

Flush

Flush

Flush

Flush
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MRS 1

RS Part No. Thread Size Fixing Hole Diameter Body Depth
278534 M3 amm 4.78mm
278556 M4 5.6mm 7.95mm
278562 M5 6.4mm 9.35mm
278578 ME Bmm 12.7mm
278584 M3 Amm 4.78mm
278607 M4 5.6mm 7.95mm
278629 ME 8mm 12.7mm
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INSERTION METHOD AND TYPICAL APPLICATIONS
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	RS Pro M4 黄铜螺纹插件、直径 5.6mm 、深度 7.95mm

