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Please view our full range listing below for all A4, 316 Stainless Steel Self-Colour
Hexagon Socket Button Head Screws.

Head Shape Material Stam.ll.?:esmd Thread Size | Length RS Part No.
Hex Socket Button Stainless Steel Ad, 316 M3 & mm 2328142
Hex Socket Button Stainless Steel Ad 316 M3 10 mm 2328158
Hex Socket Button Stainless Steel Ad, 316 M3 12 mm 2328164
Hex Socket Button Stainless Steel Ad, 316 M4 8 mm 2328170
Hex Socket Button Stainless Steel Ad, 316 M4 10 mm 2328186
Hex Socket Button Stainless Steel Ad, 316 M4 12 mm 2328209
Hex Socket Button Stainless Steel Ad, 316 Ma 16 mm 2328215
Hex Socket Button Stainless Steel Ad, 316 M5 10 mm 2328221
Hex Socket Button Stainless Steel Ad, 316 M5 12 mm 2328237
Hex Socket Button Stainless Steel Ad, 316 M5 16 mm 2328243
Hex Socket Button Stainless Steel Ad, 316 M5 20 mm 2328265
Hex Socket Button Stainless Steel Ad, 316 M5 25 mm 3044643
Hex Socket Button Stainless Steel Ad, 316 M5 30 mm 3044659
Hex Socket Button Stainless Steel Ad, 316 M5 40 mm 3044766
Hex Socket Button Stainless Steel Ad, 316 M5 50 mm 3044744
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Hex Socket Button Stainless Steel Ad, 316 MG 12 mm 2328271
Hex Socket Button Stainless Steel Ad, 316 MG 16 mm 2328287
Hex Socket Button Stainless Steel Ad, 316 MG 20 mm 2328203
Hex Socket Button Stainless Steel Ad. 316 MG 25 mm 2328300
Hex Socket Button Stainless Steel Ad, 316 ME 30 mm 3044738
Hex Socket Button Stainless Steel Ad, 316 ME 40 mm 3044722
Hex Socket Button Stainless Steel Ad, 316 ME 50 mm 3044716
Hex Socket Button Stainless Steel Ad, 316 MG 60 mm 3044700
Hex Socket Button Stainless Steel Ad, 316 MB 12 mm 2328322
Hex Socket Button Stainless Steel Ad, 316 M8 16 mm 2328338
Hex Socket Button Stainless Steel Ad, 316 Ma 20 mm 2328344
Hex Socket Button Stainless Steel Ad, 316 ME 25 mm 2328350
Hex Socket Button Stainless Steel Ad. 316 M8 30 mm 3044687
Hex Socket Button Stainless Steel Ad, 316 Ma 40 mm 3044671
Hex Socket Button Stainless Steel Ad, 316 MB 50 mm 3044665
Hex Socket Button Stainless Steel Ad, 316 M8 60 mm 3044772
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For More Detailed Information, Please Refer To Complete 150 Or ANSI Standard, Which Are The Gowerning
Standards.
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