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General Information

Extended Product Type
Product ID

EAN

Catalog Description
Long Description

OFAFOOH125

1SCA022627R1630

6417019205595

OFAFOOH125 HRC FUSE LINK
OFAFOO0H125 HRC Fuse Link Size NH0O0, gG

Ordering

Customs Tariff Number
Country of Origin

85361090
Hungary (HU)

Popular Downloads

Data Sheet, Technical 1SCC317001C0201
Information

Dimensions

Product Net Width 30 mm
Product Net Height 79 mm
Product Net Depth / 60 mm
Length

Product Net Weight 0.18 kg




OFAFOOH125

Technical

Power Loss 10w
Fuse Size NHOO
Fuse System DIN
Fuse Type aqG
Environmental

Environmental 1SCC317009D0201
Information

Certificates and Declarations (Document Number)

Declaration of 1SCC317005D2705
Conformity - CE

Environmental 1SCC317009D0201
Information

Container Information

Package Level 1 Units 3 piece
Package Level 1 Width 30 mm
Package Level 1 Depth / 79 mm
Length

Package Level 1 Height 60 mm
Package Level 1 Gross 0.567 kg
Weight

Package Level 1 EAN 6417019205595
Classifications

Object Classification F
Code

ETIMS5 ECO00055 - Low Voltage HRC fuse
ETIM6 EC000055 - Low Voltage HRC fuse
ETIM7 ECO00055 - Low Voltage HRC fuse
ETIM8 ECO00055 - Knife blade fuse
WEEE Category 5. Small Equipment (No External Dimension More Than 50 cm)
E-Number (Finland) 3112091
E-Number (Sweden) 2040030

Categories

Low Voltage Products and Systems — Fusegear — Fuse Links



OFAFOO0H125



