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rE 1300mAh / 0.2CmA
FRHEFRE ( 16H) 0.1 Z% (HF 16hrs)
PRFEFTEH (1H) 1C . 1.2 /N

BT 0.03CmA
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SR AR EN61340

E} Nicﬁei Metal H);dride Battery Pack
777-0374 6V 1.3Ah

Do Not Incinerate, Puncture Or Short Circuit

Nicht Verbrennen, Nichl Kurzschiiessen. Nicht Durchstechen
Ne Pas Incinarer,Ne Pas Court-Circuiler,Ne Pas Percer
Mada in China Rechargeabla/Wiadraufiadber
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RS Article : 7770374 AA XS
Nominal Voltage 6.0V
Capacity Typical 1300 mAh/0.2 CmA
Minimum 1200 mAh/0.2 CmA
Charge Standard 0.1 CmA for 16 hrs.
1CmA for 1.2hrs.(approx.)
Rapid (With- V, Temp., Time charging control)
Trickle 0.03 CmA ( 1 month )
Maximum Discharge Current 1 CmA
Discharge Cut-off Voltage 50V
Cycle Life 500 cycles (condition as para 4-3)
Applicable Standard Charge 0~+45°C
Temperature Rapid Charge O~+40°C
Discharge -10~+60°C
Within one year -20°C~+35°C
Storage Within 3 months -20°C~+45°C
Within 1 month -20°C~+55°C
Relative Humidity Range 65%+20%
Weight Approx. 105 g
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