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1X4 FASTJACK™ WITH 1000BASE—T MAGNETICS
FOR GIGABT ETHERNET IEEE802.3ab APPLICATIONS

RoHS COMPLIANT

COMPATIBLE TO LEAD—FREE WAVE SOLDERING PROCESS
FOR THROUGH HOLE COMPONENTS

UL/EN60950 RECOGNIZED

Housing Material: Polyester, Black UL94V-0

Contacts: Phosphor Bronze 30pin Au
plating over Ni

Leads: Matte Sn over Ni

Shield: Cu Alloy with Ni plating 40pin min
Durability: 1000 mating cycles
Dimensions: Inch [mm]

Tolerances: +0.008 inch if not specified
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