DIN fittings

VKAM Blanking plug with nut for cone
EO 24° DKO swivel
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@ Weight
Series L1 /1 piace Order code” CF i)
L3 06 185 15 VEKAMOEL 500 315
08 185 24 VKAMOBL 500 315
10 200 s VKAM10L 500 315
12 205 46 VKAM12L 400 315
15 205 73 VEKAM15L 400 315
18 225 m VEKAMIEL 400 315
22 25.0 162 VEKAM2ZL 250 160
28 255 220 VEKAM25L 250 160
35 30.0 376 VEKAM3SL 250 160
42 30.0 558 VEKAM4ZL 250 160
39 06 185 23 VEKAMOGS BOO 630
08 185 29 VKAMOSS BOD 630
10 200 46 VKAM10S BOD 630
12 205 55 VKAM12S 630 630
14 225 83 VEKAM145 630 630
16 235 106 VKAM16S 630 400
20 285 180 VEKAM20S 420 400
25 28.0 32z VKAM255 420 400
30 305 398 VKAM30S 420 400
38 330 647 VKAM38S 420 315
1) Pressure shown = item deliverabls
¥ L = light series; ) § = heavy series
PN (bar) _
—5— =P (MPa)
Order code suffixes
Material Suiffie Example Standard sealing
suriace material (no additonal
and material suffix neaded)
Steel, zinc plated,
) Cr{\}-free CF WHAMIBSCF NBER
P B e et oortn? [ Stainiess sizal i VKAM1BST1 | VIT
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