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Theard dust cap :
Note: 2
* RoHS Compliant 3
i * @O Important dimension z
¥ O-ringl: Rubber black =
Rubber dust cap ¥ Connection Type: 9/16"-18 UNF male thread A
¥ Rubber dust cap: Thermoplastic, Black 3
¥ Therad dust cap: Thermoplastic, Yellow =
— ¥ Nominal Diometer: DND s
* Weight: Ref.59.7G/PCS 2
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