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Thermocouple Welder Controls
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Arc

Purge

Weld Switch
Argon LED
Wait LED
Ready LED
Power

Level Selector

Electrode Holder
Red Socket
Black Socket
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WELD ARGON pyngy
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LY LY 13
boos o b
Argon gas and weld current controlled by the “Weld” switch. LED indication
Allows the gas line and electrode shield to be purged of air prior to a new welding period
Initiates a welding operation (in “arc” mode also opens the Argon valve)
Indicates when the Argon control valve is open and gas is flowing
Glows when weld charge is building
“Ready to Weld” indication
Rotary control of the capacitor charge voltage

Selects the total capacitance available giving the following
values with LED indication

"LO" =0to 6 loules
"MED" = 0 to 28 Joules
"HI" =0 to 64 loules

Holds the replaceable carbon electrode which is accessible by removing the outer Argon Shield
Output socket for using the pliers supplied
Output socket, this provides an additional earth
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Conductors Cores Jacket Reel Length Allied RS order code
Code

Extension:

KX 7/0.2mm +Green/-White Green 10 metres 706857084 827-5615

KX 7/0.2mm +Green/-White Green 25 metres 706417249 236-3820

KX 7/0.2mm +Green/-White Green 50 metres 70657085 8§27-5619

KX 7/0.2mm +Green/-White Green 100 metres 70646156 611-7889

KX 7/0.2mm +Green/-White Green 200 metres FOBSTO8E 827-5628

KX 13,/0.2mm +Green/-White Green 25 metres 8§27-5883

KX 13/0.2mm +Green/-White Green 50 metres 827-5892

KX 23/0.2mm +Green/-White Green 25 metres 827-5895

EX 7/0.2mm +Purple/-White Purple 10 metres 136-5863

EX 7/0.2mm +Purple/-White Purple 25 metres 136-5864

1% 7/0.2mm +Black/-White Black 10 metres F0641640 219-4753

1% 7/0.2mm +Black/-White Black 25 metres 70657078 §27-5592

1% 7/0.2mm +Black/-White Black 50 metres FOB57079 827-5596

1x 7/0.2mm +Black/-White Black 100 metres 70641737 236-3915

1% 7/0.2mm +Black/-White Black 200 metres 70657081 827-5606

T 7/0.2mm +Brown/-White Brown 10 metres F0641637 219-4703

TX 7/0.2mm +Brown/-White Brown 25 metres 70641734 236-3870

T 7/0.2mm +Brown/-White Brown 50 metres FOR57095 827-5653

T 7/0.2mm +Brown/-White Brown 100 metres FOR517449 762-1146
T 7/0.2mm +Brown/-White Brown 200 metres 70657098 827-5662
T 13/0.2mm +Brown/-White Brown 25 metres 827-5899
MNX 7/0.2mm +Pink/-White Pink 10 metres 70641635 219-4668
MNX 7/0.2mm +Pink/-White Pink 25 metres 70657091 827-5637
MNX 7/0.2mm +Pink/-White Pink 50 metres 70657089 827-5631
MNX 7/0.2mm +Pink/-White Pink 100 metres 70657002 827-5640

Conductors Cores lacket Reel Length Allied RS order code
Code
Compensating:
VX (KCB) 7/0.2mm +Green/-White Green 10 metres 70657082 827-5609
VX (KCB) 7/0.2mm +Green/-White Green 25 metres 70641629 219-4551
VX (KCB) 7/0.2mm +Green/-White Green 50 metres JO657080 827-5603
VX (KCB) 7/0.2mm +Green/-White Green 100 metres 70641630 219-4573
VX (KCB) 7/0.2mm +Green/-White Green 200 metres 70657083 827-5612
VX (KCB) 13/0.2mm +Green/-White Green 10 metres 70657086 827-5621
WX (KCEB) 13/0.2mm +Green/-White Green 25 metres 70657087 827-5625
VX (KCB) 13/0.2mm +Green/-White Green 50 metres F0657090 827-5634
WX (KCEB) 13/0.2mm +Green/-White Green 100 metres 70651750 762-1152
U (RCA) 7/0.2mm +Orange/-White Orange 10 metres 70657096 827-5656
U (RCA) 7/0.2mm +0range/-White Orange 25 metres 70646158 611-7902
U (RCA) 7/0.2mm +Orange/-White Orange 50 metres 70657097 827-5659
U (RCA) 13/0.2mm +Orange/-White Orange 10 metres 70641641 219-4769
U (RCA) 13/0.2mm +0range/-White Orange 25 metres 70657093 827-5643
U (RCA) 13/0.2mm +Orange/-White Orange 50 metres 70657004 827-5647
RS —M https://uk.rs-online.com/ It 3Kt %L 61) 6.6



