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are RoHS Compliant.

BUCHANAN Terminal Blocks

Screwless, Side Wire Entry Connectors

Board Mount Screwless,
5.0 mm Pitch,
Side Wire Entry,
Terminal Block 
Color – Green

UL Rating – 300 V, 10 A
14-22 AWG

Board Mount Screwless,
5.08 mm Pitch,
Side Wire Entry,
Terminal Block
Color – Green

UL Rating – 300 V, 10 A
14-22 AWG

No. of Positions Dim. A Part Numbers
2 12.50 [.492] 1776261-2
3 17.50 [.689] 1776261-3
4 22.50 [.886] 1776261-4
5 27.50 [1.083] 1776261-5
6 32.50 [1.280] 1776261-6
7 37.50 [1.476] 1776261-7
8 42.50 [1.673] 1776261-8
9 47.50 [1.870] 1776261-9
10 52.20 [2.055] 1-1776261-0
11 57.50 [2.264] 1-1776261-1
12 62.50 [2.461] 1-1776261-2

Wave solder process capable to 265°C [509°F] for 10 seconds

No. of Positions Dim. A Part Numbers
2 10.16 [.400] 1776262-2
3 15.24 [.600] 1776262-3
4 20.32 [.800] 1776262-4
5 25.40 [1.000] 1776262-5
6 30.48 [1.200] 1776262-6
7 35.56 [1.400] 1776262-7
8 40.64 [1.600] 1776262-8
9 45.72 [1.800] 1776262-9
10 50.80 [2.000] 1-1776262-0
11 55.88 [2.200] 1-1776262-1
12 60.96 [2.400] 1-1776262-2

Wave solder process capable to 265°C [509°F] for 10 seconds
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