ABSOLUTE Digimatic Indicator ID-C

Series 543

ZERO/ABS

Digimatic data output

DATA/HOLD

543-390B 543-390 12.7  0,001/0,01 mm 0,003 mm <15 170
PRESET 543-394B 543-394 127 0,001/0,01 mm 0,003 mm Low force 0,4-0,7 170
543-400B 543-400 12.7 0,01 mm 0,02 mm <09 170
fC«':l ICl:!ation 543-404B  543-404 127 00Imm  002mm Low force 0,205 170
Lnetion 543-470B 254 0,001/0,01 mm 0,003 mm <18 190
RO B o0 54 00lmm  002mm <18 190
Specifications 543-490B 50.8  0,001/0,01 mm 0,005 mm <23 260
Accuracy Refer to the list of specifications 543-,4948 208 0,01 mm 0,04 mm <23 260
(excluding quantizing error) oLty 6 % kit beck plate . |
T T e Specification low measuring force models : see below
encoder
Stem @ 8 mm (ISO/JIS type)
Max. response Unlimited
speed
Contact point Carbide ball, thread
M 2.5 x 0.45 mm (ISO/JIS type)
Alarm Low voltage, counting value

composition error, overflow error,
tolerance limit setting error
Power supply 1 battery SR-44

Battery life approx. 7.000 hours
Display LCD character height 11 mm
Rotatable 330°

Optional accessories

540774 Spindle lifting cable
21EZA198  Spindle lifting lever (12,7

model)
21EZA105  Spindle lifting knob (12,7
models)
21EZA200  Spindle lifting knob (50
models)
02ACA571  Auxiliary spindle spring
(25,4 models)
02ACA773  Auxiliary spindle spring (50
models)
Digimatic Signal Cables
905338 Digimatic cable (1 m) Setting measuring force on low measur-
905409 Digimatic cable (2 m) mg force models
02AZD790F Connecting cable U-Wave
06ADV380F  USB Input Tool Direct cable *543-404/404B
(2m) Spindle orientation | Spring | Weight Maximum measuring
02ACA571/02ACA773 : required when orienting the indicator upside down (approximately 0.1N) | force
21EZA105: not availablg for low measuring force models Yes Yes 0.5N
540774 : moving measuring range max. 28 mm
Pointing vertically | Yes | No 04N
Consumable spares downward No | Yes 0.3N
No No 0.2N
938882 Battery SR44 Horizontal Yes | No 0.2N

901312 Standard contact point

*543-394/394B

. Spindle orientation | Spring | Weight Maximum measuring
0,001 mm type (approximately 0.1N) | force
Yes Yes 0.7N
Pointing vertically | Yes | No 0.6N
downward No Yes 0.4N
No No Not guaranteed
Horizontal Not guaranteed

The prices listed are suggested retail prices (valid until 31st May 2014). All products to be sold to commercial customers. Therefore VAT is not 255 s
included. Product illustrations are without obligation. Product descriptions, in particular any and all technical specifications, are only binding l u OY/O

when explicitly agreed upon.




