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NFM21PC104R1E3[] 0.1 uF =20% 2A 25Vdc 1000MQ -55~+125C
NFM21PC224R1C3[] 0.22 uF £20% 2A 16Vdc 1000MQ -55~+125C
NFM21PC474R1C3[] 0.47 uF £20% 2A 16Vdc 1000MQ -55~+125C
NFM21PC105B1A3[] 1.0uF £20% 4A 10Vdc 500MQ -40~+85C
NFM21PC105B1C3[] 1.0uF £20% 4A 16Vdc 500MQ -40~+85C
NFM21PC225B0J3[] 22uF £20% 4A 6.3Vdc 200MQ -40~+85C
NFM21PC475B1A3[] 47 uF £20% 6A 10Vdc 100MQ -40~+85C
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