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Ref.
Original Size DIN A2 Sub.

Note:
1. Dimensions are in mm and for reference only.
2. Refer data sheet for product specification.

5 61 03 000 0044 Cable clamp metal hood (OD 7-10 mm) 2
4 09 67 000 7570 DSUB MA turned contact_AWG 24-28_PL1 HMC 16

3 09 14 008 3034 Han Gigabit Cat8, male 2
2 09 58 016 3101 UICIT_8/8_HMC_FI_CRT_0,09-0,52mm² 1

1 09 58 001 0312 UICIT_H_WMRF_RAL2004 1
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