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UNIT:mm BREATHABLE VENT, PLASTIC, M8 Henry 2025/05/28
      TOLERANCE
      .X          �#�0.25
      .XX         �#�0.1
      .XXX        �#�0.05
      ANGLES      �#�1�$�

VT-BPM08XX-NO8001 Jerry 2025/05/285:2 A4     1     1

ALTW Fred 2025/05/28B QC :Inspection item
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REV. ECN NO. DATE SIGN DESCRIPTION

A 2025/02/28 Henry Rev.01 To Rev.A

B C250706 2025/05/28 Henry    *6

Recommended 
Installation Orientation

建議安裝朝向

Note:

*   Important Dimension To Check.

* Waterproof Rate: IP68 (2m/1h).

* Body: Nylon+GF.

* Membrane: ePTFE.

* O-Ring: Rubber, White.

* Air Permeabilly: ＞500mL/min @7kPa.

* Temperature: -40~150℃

* Recommended plate thickness: T＞4.5mm

* Recommended Installation Torque: 0.4~0.5N.m.

* All Parts Are RoHS Compliant.

Polish

Recommended Panel Cut-Out
建議開孔尺寸

VT-BPM08XX-NO8001

P:Plastic BK: Black
GY: Gray

Recommended Panel Cut-Out
建議開孔尺寸
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*   Important Dimension To Check.

Note:

* Waterproof Rate: IP68 (2m/1h).

* Body: Metal.

* Membrane: ePTFE.

* Temperature: -40~125℃

* Recommended Installation Torque: 3~5N.m.

* All Parts Are RoHS Compliant.

M12×1.5
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