
 

 

 

 

 

 

 

  

  

Range datasheet  

RS Pro Height Adjustable Mount 

 

Product Details -  

ELASTOMER : NATURAL RUBBER, NR 

 Operation temperature -40 - +80 °C 
 Direct contact of the rubber with oils, alkalines, acids 

must be avoided 
 Other elastomers like CR, NBR and Silicone 

Elastomers may be available on special request 
 

ENGLISH 

Line Drawing - 



 

 

 

 

 

 
 
 
 
 
 
Range Table: 

 

RS 
Stock 

number 

Description d1 (mm) h (mm) d2 Load (kg) 

1263907 
Fixed Height Mount Plate 109 x 25 x 

M16 600Kg 
108 25 - 30 M16 500 

1263557 
Fixed Height Mount Plate 120 x 35 x 

M12 600Kg 
120 35 - 47 M12 600 

1263908 
Fixed Height Mount Plate 150 x 40 x 

M16 600Kg 
150 40 - 52 M16 1,000 

1263909 
Fixed Height Mount Plate 200 x 45 x 

M20 600Kg 
200 45 - 60 M20 3,000 

1263549 
Fixed Height Mount Plate 80 x 25 x 

M10 400Kg 
80 25 - 35 M10 300 

1263906 
Fixed Height Mount Plate 90 x 35 x 

M12 600Kg 
90 35 - 45 M12 400 

 
 

 


